
4171033-2 pcs

404837

435954

HK 412692
808344

807951

Abloy Oy

An ASSA ABLOY Group Company

Copyright® Abloy Oy Joensuu Factory 2001

Tekijä Maa Piirustusnumero Päiväys

®ABLOY

VO-0711   AJOUNIS 03.07.09VIENTI

CH015 (CY416N -BODY)



813306
814685

Discs Ø11.9 - 11 pcs
washers 10 pcs

804629

804609 - 2 pcs 

413804

813845

455337

434791

455327

455326

455325

813272

Part No.        Description                                    Qty
------------------------------------------------------------------
455325         Hex nut                                          1
455326         End nut                                          1
455327         Nut lock washer                                  1
434791         Governor                                         1
455337         Retainer ring                                    1
413804         Locking bar                                      1
813845         Cylinder drum                                    1
804609         Return bar                                       2
804629         Drilling protection plate                        1
813272         Driver plate                                     1
               Discs and washers, see order form 
814685         Disc controller assembled                        1
813306         Profile plate                                    1
402831         Cylinder housing K                               1  

402831 K

Abloy Oy

An ASSA ABLOY Group brand

Copyright® Abloy Oy Joensuu Factory

Tekijä Maa Piirustusnumero Päiväys

®ABLOY

D926335   0REIJON 06.09.11

CL103T



813306

814685

Discs Ø11.9 - 11 pcs
washers 10 pcs

804629

804609 - 2 pcs 

413804

813845

455337

434789

455327
455326

455325

813272

Part No.        Description                                  Qty
----------------------------------------------------------------
455325         Hex nut                                        1
455326         End nut                                        1
455327         Nut lock washer                                1
434790         Spacer                                         1
434789         Restricting plate                              1
455337         Retainer ring                                  1
413804         Locking bar                                    1
813845         Cylinder drum                                  1
804609         Return bar                                     2
804629         Drilling protection plate                      1
813272         Driver plate                                   1
               Discs and washers, see order form 
814685         Disc controller assembled                      1
813306         Profile plate                                  1
442300         Cylinder housing                               1

434790

442300

Abloy Oy

An ASSA ABLOY Group brand

Copyright® Abloy Oy Joensuu Factory

Tekijä Maa Piirustusnumero Päiväys

®ABLOY

DVO-1541   BMARKOK 17.08.11

CL106T



Brass
K    419322
H    419330
M   419331
HM 419345
HN  419547 

443433 M5x85

4871150 - 3pcs  
 808706 base length

809171 base length

808050 stand. 9mm
(Other cams VO-1555)

808544

443345

442627-2pcs

442622

813274
804609

813272
Ø11,9T discs 11pcs
     washers 10pcs

814119 R/L (MUST)
813306  

Abloy Oy

An ASSA ABLOY Group brand

Copyright® Abloy Oy Joensuu Factory

Tekijä Maa Piirustusnumero Päiväys

®ABLOY

DVO-1318   ASIRKKAK 23.05.11V

CY321T (CY-G)



Brass
K    419322 - 2pcs
H    419330 - 2pcs
M    419331 - 2pcs
HM 419345 - 2pcs
HN  419547  - 2pcs 

443433 M5x85

4871150 - 4pcs 

808607 base length

813274 - 2pcs

804609 - 4pcs
813272 - pcs

Ø11,9T discs 11pcs -2set
     Washers 10pcs -2set

442627-4pcs

442622-2pcs

443345-2pcs

808337

808050 stand. 9mm
(Other cams VO-1555)

813306 

814119 R/L (MUST)

Abloy Oy

An ASSA ABLOY Group brand

Copyright® Abloy Oy Joensuu Factory

Tekijä Maa Piirustusnumero Päiväys

®ABLOY

DVO-1326   ASIRKKAK 23.05.11V

CY322T (CY-G)



Brass
K  419322
H   419330
M   419331
HN   419547
HM 419345 

4361083

 K  411966
 H   411967
 M   412070
 HN   411971
 HM  411968

 Brass
 K  419346
 H   419347
 M   419348
 HN   419548
 HM 419349

813274
804609 -2pcs

813272
Ø11,9 T  discs 11pcs
  Washers 10pcs

442627 -2pcs

442622

443345
808324

435352

5171030

  813306 

814119 R/L (MUST)

808330

808050 stand. 9mm
(Other cams VO-1555)

443433 M5x85

  4871150 -4pcs

808607 base length  

442728

442751

808364

Abloy Oy

An ASSA ABLOY Group brand

Copyright® Abloy Oy Joensuu Factory

Tekijä Maa Piirustusnumero Päiväys

®ABLOY

DVO-1327   ASIRKKAK 23.05.11V

CY323T (CY-G)
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