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aLUM = aluminum 
DUro = Duranodic

BP = Brass Plated 
Pc = Prime coat 
SL = Silver

US4 = Satin Brass

313 = Duranodic 
609 / US5 = antique Brass 
606 / US4 = Satin Brass 
622 = Flat Black

Finish Code Numbers:

Functions:

10 - Passage Set F75 ANSI
Latch bolt operated by knob/lever, from 
either side at all times.

40 - Privacy Lock F76 ANSI
Latch bolt operated by knob/lever from either 
side. outside knob/lever is locked by push 
button or other locking device inside and 
unlocked by emergency release outside, 
operating inside knob/lever or closing door.

53 - Entrance Lock F109 ANSI
Dead locking latch bolt operated by knob/
lever from either side except when outside 
knob/lever is locked by the push or turn 
button inside. key outside or operating 
inside knob/lever releases push or turn 
button unlocking outside knob/lever except 
when push or turn button has been rotated 
to keep outside knob/lever locked. Inside 
push or turn button must be manually 
operated to unlock outside knob/lever. 
Inside knob/lever always operates latch bolt.

70 - Classroom Lock F84 ANSI
Dead locking latch bolt operated by knob/
lever from either side except when outside 
knob/lever is locked from outside by key. 
Inside knob/lever always operative.

80 - Storeroom Lock F86 ANSI
Dead locking latch bolt operated by key in 
outside knob/lever, or by operating inside 
knob/lever. outside knob/lever is always 
inoperable. 

82 - Asylum/Institutional Lock F87 ANSI
Dead locking latch bolt operated by key 
in knobs/levers, from either side. Both 
knobs/levers always inoperable.

75 - Classroom Security Lock F110 ANSI
Dead locking latch bolt operated by lever 
from either side. key either inside or 
outside locks or unlocks outside lever. 
Inside lever always operates latch bolt.

Electrically Unlocked (Fail Secure - FSE)
Dead locking latch bolt operated by 
outside lever when outside lever is 
unlocked by electric current, by key in 
outside lever, or by operating inside lever

Electrically locked (Fail Safe - FSA)
Deadlocking latch bolt operated by 
outside lever when power fails, by key in 
outside lever, or by operating inside lever

626 / US26D
Satin chrome

613 / US10B
oil rubbed Bronze

630 / US32D
Satin Stainless Steel

605 / US3
Bright Brass

Handing Chart: 
Standing on the outside (keyhole side) of the door

Single Cylinder Deadbolt - Deadbolt
thrown or retracted by key on the outside 
or by inside turn unit. Bolt automatically 
deadlocks when fully thrown.

Double Cylinder Deadlock - Deadbolt 
thrown or retracted by key on either 
side. Bolt automatically deadlocks 
when fully thrown.

689
Painted aluminum

695
Painted Dark 
Bronze

628 / US28
anodized aluminum

General Info
Finish, Handing, and Functions

LEFT HAND
Hinges on 
Left opens 
Inward

RIGHT HAND
Hinges on 
right opens 
Inward

LEFT HAND 
REVERSE
Hinges on 
Left opens 
outward

RIGHT HAND 
REVERSE
Hinges on 
right opens 
outward

https://www.generallock.com/
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General Info
Warranty, certifications, and terms

Certifications:
Many products sold by General Lock are independently tested and comply with anSI and UL standards. Field modification or disassembly beyond 
normal installation will void certification. Please see UL and anSI web sites for details on certifications mentioned in this catalog.
anSI
Underwriters Laboratories, Inc.
Federal Specifications
aDa
california Fire Marshal code

Terms and Warranty:
copyright: ©2017 General Lock, a division of Wesco Inc. all text, graphics, photographs, and any selection, coordination, and arrangement of such materials contained 
herein is copyrighted and owned by General Lock. no material from this catalog may be copied, reproduced, republished, uploaded, posted, transmitted, or distributed 
in any way unless permission has been expressly granted by General Lock and any reproduction of this catalog, in whole or in part, and/or any information or materials 
contained in it is prohibited without the express authorization of General Lock. General Lock is a trademark or registered trademark of General Lock. anY MaterIaLS 
or InForMatIon ProVIDeD BY GeneraL Lock In tHIS cataLoG IS ProVIDeD “aS IS” WItHoUt WarrantY oF anY kInD. GeneraL Lock aSSUMeS 
no reSPonSIBILItY For errorS or oMISSIonS In tHIS cataLoG, or otHer PUBLIcatIon or otHer DocUMentS, WHIcH are reFerenceD BY tHIS 
PUBLIcatIon. all other brand names or product names, including arrow, Best, corbin-russwin, Falcon, kwikset, kSP, Sargent, Schlage, Weiser, and Yale, referenced 
herein are trademarks, registered trademarks, service marks, or trade names of the respective manufacturers of such products and are owned by their respective 
holders. General Lock reserves the right to make changes in designs and specifications, to make addition or improvements on its products or to discontinue products 
without incurring any obligation. General Lock is not responsible for modification, addition or alteration to our products by others. Products may not appear as depicted. 
General Lock warrants only to Buyer that the products will be free from defects in material and workmanship for a period of 12 months from the date of shipment of the 
products unless a longer period is specified. this warranty does not cover wear and tear and shall be ineffective and shall not apply to products that have been subjected 
to misuse or abuse, neglect, accident, damage, or improper installation, or maintenance. Buyer’s sole and exclusive remedy under these warranties will be limited to, at 
General Lock’s sole option and expense, refund of the purchase price of, or the repair or replacement for of, the products or parts thereof which General Lock reasonably 
determines do not conform with these warranties. Buyer will inspect the products upon delivery and will promptly notify General Lock in writing of any defect in the 
products. Proof of purchase is required.  DIScLaIMer oF WarrantIeS: tHe ForeGoInG WarrantIeS are eXcLUSIVe anD In LIeU oF, anD GeneraL Lock 
DIScLaIMS, anD BUYer WaIVeS, aLL otHer WarrantIeS oF MercHantaBILItY, FItneSS For a PartIcULar PUrPoSe anD oF anY otHer tYPe, WHetHer 
eXPreSS or IMPLIeD, arISInG BY LaW (StatUtorY or otHerWISe) anD WHetHer or not occaSIoneD BY GeneraL Lock’s neGLIGence. LIMItatIon 
oF LIaBILItY: In no eVent SHaLL GeneraL Lock Be LIaBLe For LoSt ProFItS or anY SPecIaL, IncIDentaL, InDIrect, PUnItIVe, or conSeQUentIaL 
DaMaGeS, IncLUDInG anY DaMaGeS occaSIoneD BY GeneraL Lock’s neGLIGence. In aDDItIon, GeneraL Lock’S LIaBILItY on anY cLaIMS For 
DaMaGeS or cLaIMS arISInG oUt oF or connecteD WItH tHIS aGreeMent or tHe SaLe, DeLIVerY or USe oF tHe ProDUctS SHaLL not eXceeD 
tHe PUrcHaSe PrIce oF tHe ProDUctS anD/or SerVIceS DeLIVereD.  In tHe eVent tHIS DIScLaIMer oF WarrantY StateMent IS DISaLLoWeD BY 
aPPLIcaBLe LaW, SUcH eXPreSS or IMPLIeD WarrantIeS SHaLL Be LIMIteD In DUratIon to tHe WarrantY PerIoD (or tHe MInIMUM PerIoD reQUIreD 
BY tHe aPPLIcaBLe LaW).

No Hassle Warranty Replacement
For Warranty replacements* 
call General Lock customer Service: 866-407-7597

•  customer provides invoice# of original purchase and Wesco account# for sales history verification.

•  General Lock customer Service verifies that the product is under Warranty.

•  a warranty replacement is sent out at no charge

•  Defective product returns are not required in most cases.

•  customer provides invoice# of original purchase and Wesco account# for sales history verification.

•  customer emails a picture of the defective closer showing the manufacture date on closer body

•  General Lock customer Service email - info@generallock.com

•  General Lock customer Service verifies that the product is under warranty

•  a warranty replacement is sent out at no charge

•  Defective product returns are not required in most cases.

All General Lock Products - Except Door Closers 

All General Lock Surface and Concealed Door Closers 

“If it breaks 
under warranty, 
we will send out 
a replacement. 
It’s as simple 

as that!’’

* For Credit Refunds contact your Wesco sales rep directly

https://www.generallock.com/
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SPECIFICATIONS:
certifications anSI a156.2 Grade 1, UL Listed 3 Hour Fire, aDa compliant

Finishes Satin chrome (626), oil rubbed Bronze (613), Bright Brass (605), Flat Black (622) 
Lever Designs r-Lever (Straight), c-Lever (curved)  L-clutched or LX-rigid Mechanism
keyways ScHL-c, SFIc 6/7-Pin Prep, ScHL-LFIc Prep
Backset Standard - 2-3/4 optional - 2-3/8”, 3-3/4”, & 5”

Strike anSI - 1-1/4” x 4-7/8”
Door thickness 1-3/8” to 2”
Warranty Lifetime Mechanical / 5 Year Finish / 1 Year electrical

Grade 1 Levers

Super heavy-duty commercial 
leverset designed for high traffic 
interior and exterior doors.

 � Meets anSI a156.2 Grade 1 Standards

 � Designed for aDa Barrier Free applications

L100 Series
cylindrical Leverset

L100 Series Clutched Levers - Schlage C Keyway

anX# Part# Function Finish keyway Backset
cS338534 L110r 605 234 S anSI  Passage US3  2-3/4"

cS338535 L110r 613 234 S anSI   Passage US10B  2-3/4"

cS338536 L110r 626 234 S anSI   Passage US26D  2-3/4"

cS377112 L110r 622 234 S anSI S Passage Flat Black 2-3/4"

cS338537 L140r 605 234 S anSI   Privacy US3  2-3/4"

cS338538 L140r 613 234 S anSI   Privacy US10B  2-3/4"

cS338539 L140r 626 234 S anSI  Privacy US26D  2-3/4"

cS377130 L140r 622 234 S anSI S Privacy Flat Black 2-3/4"

cS338524 L153r 605 c 234 S anSI  entry US3 ScHL-c 2-3/4"

cS338528 L153r 613 c 234 S anSI  entry US10B ScHL-c 2-3/4"

cS338529 L153r 626 c 234 S anSI  entry US26D ScHL-c 2-3/4"

cS379315 L153r 622 c 234 S anSI S entry Flat Black ScHL-c 2-3/4"

cS338510 L170r-360 605 c 234 S anSI  classroom US3 ScHL-c 2-3/4"

cS480944 L170r-360 613 c 234 S anSI  classroom US10B ScHL-c 2-3/4"

cS480946 L170r-360 626 c 234 S anSI  classroom US26D ScHL-c 2-3/4"

cS123192 L175r 613 c 234 S anSI  classroom Security US10B ScHL-c 2-3/4"

cS117212 L175r 626 c 234 S anSI  classroom Security US26D ScHL-c 2-3/4"

cS338540 L180r 605 c 234 S anSI   Storeroom US3 ScHL-c 2-3/4"

cS338541 L180r 613 c 234 S anSI   Storeroom US10B ScHL-c 2-3/4"

cS338542 L180r 626 c 234 S anSI   Storeroom US26D ScHL-c 2-3/4"

cS380055 L180r 622 c 234 S anSI S Storeroom Flat Black ScHL-c 2-3/4"

cS415926 L182r 626 c 234 S anSI   Institution US26D ScHL-c 2-3/4"

https://www.generallock.com/
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L100 Series
cylindrical Leverset

Grade 1 Levers
L100 Series Clutched LFIC Levers (sold less core)

L100 Series Clutched SFIC Levers (sold less core)

anX# Part# Function Finish keyway Backset
cS123179 L153r 626 LFIc 234 S anSI  entry US26D LFIc 2-3/4"

cS123181 L180r 626 LFIc 234 S anSI  Storeroom US26D LFIc 2-3/4"

anX# Part# Function Finish keyway Backset
cS338530 L153r 605 Ic 234 S anSI  entry US3 SFIc 2-3/4"

cS338532 L153r 613 Ic 234 S anSI  entry US10B SFIc 2-3/4"

cS338533 L153r 626 Ic 234 S anSI  entry US26D SFIc 2-3/4"

cS495798 L170r-360 605 Ic 234 S anSI  classroom US3 SFIc 2-3/4"

cS480945 L170r-360 613 Ic 234 S anSI  classroom US10B SFIc 2-3/4"

cS480947 L170r-360 626 Ic 234 S anSI  classroom US26D SFIc 2-3/4"

cS117219 L175r 626 Ic 234 S anSI  classroom Security US26D SFIc 2-3/4"

cS338543 L180r 605 Ic 234 S anSI  Storeroom US3 SFIc 2-3/4"

cS338544 L180r 613 Ic 234 S anSI  Storeroom US10B SFIc 2-3/4"

cS338545 L180r 626 Ic 234 S anSI  Storeroom US26D SFIc 2-3/4"

L100 Series Clutched Curved Levers - Schlage C Keyway

LX100 Series Rigid Levers - Schlage C Keyway

LX100 Series Rigid SFIC Levers (sold less core)

anX# Part# Function Finish keyway Backset
cS440635 L110c 626 234 S anSI  Passage US26D  2-3/4"

cS440636 L140c 626 234 S anSI  Privacy US26D  2-3/4"

cS440637 L153c 626 c 234 S anSI  entry US26D ScHL-c 2-3/4"

cS480943 L170c-360 626 c 234 S anSI  classroom US26D ScHL-c 2-3/4"

cS440639 L180c 626 c 234 S anSI  Storeroom US26D ScHL-c 2-3/4"

anX# Part# Function Finish keyway Backset

cS432741 LX140r 626 234 S anSI  Privacy US26D  2-3/4"

cS432742 LX153r 613 c 234 S anSI  entry US10B ScHL-c 2-3/4"

cS432743 LX153r 626 c 234 S anSI  entry US26D ScHL-c 2-3/4"

cS432747 LX170r 613 c 234 S anSI  classroom US10B ScHL-c 2-3/4"

cS432749 LX170r 626 c 234 S anSI  classroom US26D ScHL-c 2-3/4"

cS432754 LX180r 613 c 234 S anSI  Storeroom US10B ScHL-c 2-3/4"

cS432756 LX180r 626 c 234 S anSI  Storeroom US26D ScHL-c 2-3/4"

anX# Part# Function Finish keyway Backset
cS432745 LX153r 626 Ic 234 S anSI  entry US26D SFIc 2-3/4"

cS432752 LX170r 626 Ic 234 S anSI  classroom US26D SFIc 2-3/4"

cS432757 LX180r 626 Ic 234 S anSI  Storeroom US26D SFIc 2-3/4"

https://www.generallock.com/
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L100 Series
electrified Leverset

Grade 1 Levers - Electrified
L100 Series Clutched Electrified Levers - Continuous Duty - Fail Secure

anX# Part# Voltage Finish keyway reX
cS106132 L180ce FSe 12VDc 626 c reX - cUrVeD LeVer    12VDc US26D ScHL-c Yes
cS101869 L180re FSe 12VDc 613 c reX    12VDc US10B ScHL-c Yes
cS101870 L180re FSe 12VDc 626 c reX    12VDc US26D ScHL-c Yes
cS162347 L180re FSe 12VDc 626 LFIc reX 12VDc US26D LFIc-ScHL Yes
cS101874 L180re FSe 12VDc 613 SFIc reX 12VDc US10B SFIc Yes
cS101875 L180re FSe 12VDc 626 SFIc reX 12VDc US26D SFIc Yes
cS106131 L180ce FSe 12VDc 613 c reX - cUrVeD LeVer 12VDc US10B ScHL-c Yes
cS106140 L180ce FSe 24VDc 613 c reX - cUrVeD LeVer 24VDc US10B ScHL-c Yes
cS103715 L180ce FSe 24VDc 626 c reX - cUrVeD LeVer 24VDc US26D ScHL-c Yes
cS101871 L180re FSe 24VDc 613 c reX    24VDc US10B ScHL-c Yes
cS101872 L180re FSe 24VDc 626 c reX    24VDc US26D ScHL-c Yes
cS162396 L180re FSe 24VDc 626 LFIc reX 24VDc US26D LFIc-ScHL Yes
cS112489 L180ce FSe  24VDc 626 SFIc reX 2-3/8" BackSet 24VDc US26D SFIc Yes
cS101876 L180re FSe 24VDc 613 SFIc reX 24VDc US10B SFIc Yes
cS101877 L180re FSe 24VDc 626 SFIc reX 24VDc US26D SFIc Yes

L100 Series Clutched Electrified Levers - Continuous Duty - Fail Safe

anX# Part# Voltage Finish keyway reX
cS110370 L180re FSa 24VDc 626 c reX 24VDc US26D ScHL-c Yes

L100 Series Clutched Electrified Levers - Intermittent Duty - Dual Voltage

anX# Part# Voltage Finish keyway reX
cS418648 L180re FSe 626 c 234 S anSI S 12/24VDc US26D ScHL-c no

Wiring Guide for electrified 
Levers Single Voltage Locks 

Dual Voltage Locks reX Switch 

FSe Fail Secure
FSa Fail Safe
12VDc Single Voltage / continuous Duty - 320ma
24VDc Single Voltage / continuous Duty - 160ma
12VDc/24VDc Dual Voltage / Intermittent Duty - 

12VDc - 600ma / 24VDc - 300ma
reX Form “B” - normally closed

L180 Electrified Specifications:

Blue

c
nc

White

Dc24V Dc12V

150 ohm 37.5 ohm
Brown

red red

Black Black

Blue

Brown

Blue Blue

White White

Blue

DC24V 0.16Amp

DC24V 80Ω  ;  0.3 Amp (+/- 10%) DC12V 20Ω  ;  0.6 Amp (+/- 10%)

DC12V 0.32Amp

https://www.generallock.com/
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L1-Ic-tP-53-80

cS113694 - aSa Strike cS498905 - 3-3/4” ext Link cS436459 - 5” ext. Link

L1 tP

L100 Series
Parts

Grade 1 Lever and Knob Parts
Grade 1 Cylindrical Lock Parts

anX# Part# Description Finish Backset type
cS342518 1DL 605 234 S  Dead Latch US3 2-3/4" Square corner

cS342517 1DL 605 238 S  Dead Latch US3 2-3/8" Square corner

cS342520 1DL 613 234 S  Dead Latch US10B 2-3/4" Square corner

cS342519 1DL 613 238 S  Dead Latch US10B 2-3/8" Square corner

cS342522 1DL 626 234 S  Dead Latch US26D 2-3/4" Square corner

cS342521 1DL 626 238 S  Dead Latch US26D 2-3/8" Square corner

cS498905 1DL eXt LInk For 3-3/4" ext. Link f/ 2-3/8” BS

cS436459 1DL eXt LInk For 5" ext. Link f/ 2-3/4” BS

cS342524 1SL 605 234 S  Spring Latch US3 2-3/4" Square corner

cS342523 1SL 605 238 S  Spring Latch US3 2-3/8" Square corner

cS342526 1SL 613 234 S  Spring Latch US10B 2-3/4" Square corner

cS342525 1SL 613 238 S  Spring Latch US10B 2-3/8" Square corner

cS342528 1SL 626 234 S  Spring Latch US26D 2-3/4" Square corner

cS342527 1SL 626 238 S  Spring Latch US26D 2-3/8" Square corner

cS113694 aS 605 W/ScreWS  aSa Strike US3 Square corner

cS126391 aS 613 W/ScreWS  aSa Strike US10B Square corner

cS113697 aS 630 W/ScreWS  aSa Strike US32D Square corner

cS101551 L1 InSert  Black Plastic Lever Insert 

cS105041 L1 rS  Lever return Spring 

cS498918 L1 SP 605  Screw Pack US3

cS498917 L1 SP 613  Screw Pack US10B

cS498916 L1 SP 626  Screw Pack US26D

cS502181 L1 tB  through Bolts 

cS103100 L1 tP  c-Lever tailpiece 

cS129435 L1 LFIc tP  LFIc tailpiece

cS104397 L1-Ic-tP-53-80  SFIc tailpiece 

cS112493 L1r-LeV-eXt SFIc  ext. SFIc Lever US26D r Lever

cS112492 L1r-LeV-Int-cL  Int. clsrm Lever US26D r Lever

cS103102 L195 tP  classroom Security tP 

cS106654 Lk12 cYL caP  G1&2 cyl. cap 

1DL 626

1SL 626

https://www.generallock.com/
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Grade 1 Mortise Locks

Super heavy-duty commercial mortise lock 
designed for exterior doors. 

 � Meets anSI a156.13 Grade 1 Standards

 � Designed for aDa Barrier Free applications

 � Field reversible Handing

 � rose & escutcheon trim Designs - Stainless Steel Finish

 � no exposed mounting screws

GM9100 Series
Mortise Lock

SPECIFICATIONS:
certifications anSI/BHMa a156.13 Grade 1, UL Listed 3 Hour Fire, UL10c, aDa compliant 

Finishes Satin Stainless Steel (630) 
Lever Designs clutched - r-Lever (Straight) 
keyway ScHL-c
Backset Standard - 2-3/4”   Lever  to cylinder  - 3-7/8” ctc 

Bolt and Latch Stainless Steel - Bolt -1”,  Latch - 3/4”
Door thickness 1-3/4”
Warranty Lifetime Mechanical / 3 Year Finish 
escutcheon trim Dimensions 8”h x 2-7/16”w
rose trim Dimensions 2-7/16” diameter

GM9100 Series Mortise Locks - Electrified

anX# Part# Function/trim Finish keyway Voltage
cS267543 GM9180eU 24VDc re 630 c Storeroom - escutcheon US32D ScHL-c 24VDc/300ma

cS267544 GM9180eU 24VDc rr 630 c Storeroom - rose US32D ScHL-c 24VDc/300ma

GM9100 Series Mortise Locks

anX# Part# Function trim Finish keyway
cS267008 GM9150 re 630 c office entry escutcheon US32D ScHL-c

cS267537 GM9150 rr 630 c office entry rose US32D ScHL-c

cS129349 GM9153 re 630 c entry w/ Deadbolt escutcheon US32D ScHL-c

cS129358 GM9153 rr 630 c entry w/ Deadbolt rose US32D ScHL-c

cS133405 GM9180 re 630 c Storeroom escutcheon US32D ScHL-c

cS133406 GM9180 rr 630 c Storeroom rose US32D ScHL-c
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SPECIFICATIONS:
certifications anSI a156.2 Grade 2, UL Listed 3 Hour Fire, aDa compliant 

Finishes Satin chrome (626), oil rubbed Bronze (613), Bright Brass (605), Flat Black (622) 
Lever Designs S-Lever (Straight), n-Lever (curved)  L-clutched and LX-rigid Mechanism
keyways ScHL-c, SFIc 6/7-Pin Prep 
Backset Standard - 2-3/4”  optional - 2-3/8”, 3-3/4” & 5” 

Strike anSI - 1-1/4” x 4-7/8” – optional - t-Strike 
Door thickness 1-3/8” to  2”
Warranty Lifetime Mechanical / 5 Year Finish 

Grade 2 Levers

Heavy-duty commercial leverset 
designed for moderate to heavy 
traffic interior doors. 

 � Meets anSI a156.2 Grade 2 Standards

 � Designed for aDa Barrier Free applications

 � Schlage “c” and SFIc Prep

 � 8 Functions and 4 Finishes

 � 2 Lever Designs – clutched and rigid Mechanism

L200 Series
cylindrical Leverset

https://www.generallock.com/
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L200 Series
cylindrical Leverset

Grade 2 Levers
L200S Series Clutched Levers - Schlage C Keyway

anX# Part# Function Finish keyway Backset
cS402356 L210S 605 234 S anSI   Passage US3 2-3/4"

cS303053 L210S 605 LL anSI  Passage US3 Less Latch

cS390183 L210S 613 234 S anSI   Passage US10B 2-3/4"

cS390184 L210S 613 238 S anSI  Passage US10B 2-3/8"

cS303054 L210S 613 LL anSI  Passage US10B Less Latch

cS288614 L210S 626 234 S anSI  Passage US26D 2-3/4"

cS390186 L210S 626 238 S anSI  Passage US26D 2-3/8"

cS303056 L210S 626 LL anSI  Passage US26D Less Latch

cS380060 L210S 622 234 S anSI Passage Flat Black  2-3/4"

cS159337 L225S 626 234 S anSI Single Sided Passage US26D  2-3/4"

cS288619 L240S 605 234 S anSI  Privacy US3 2-3/4"

cS303083 L240S 605 LL anSI  Privacy US3 Less Latch

cS390187 L240S 613 234 S anSI   Privacy US10B 2-3/4"

cS303086 L240S 613 LL anSI  Privacy US10B Less Latch

cS288621 L240S 626 234 S anSI  Privacy US26D 2-3/4"

cS390190 L240S 626 238 S anSI   Privacy US26D 2-3/8"

cS303089 L240S 626 LL anSI  Privacy US26D Less Latch

cS380256 L240S 622 234 S anSI Privacy Flat Black  2-3/4"

cS134014 L250S 626 c 234 S anSI office entry US26D ScHL-c 2-3/4"

cS288602 L253S 605 c 234 S anSI  entry US3 ScHL-c 2-3/4"

cS302996 L253S 605 c LL anSI  entry US3 ScHL-c Less Latch

cS288603 L253S 613 c 234 S anSI  entry US10B ScHL-c 2-3/4"

cS390192 L253S 613 c 238 anSI  entry US10B ScHL-c 2-3/8"

cS302999 L253S 613 c LL anSI  entry US10B ScHL-c Less Latch

cS288604 L253S 626 c 234 S anSI  entry US26D ScHL-c 2-3/4"

cS390194 L253S 626 c 238 S anSI   entry US26D ScHL-c 2-3/8"

cS303002 L253S 626 c LL anSI  entry US26D ScHL-c Less Latch

cS380257 L253S 622 c 234 S anSI entry Flat Black ScHL-c 2-3/4"

cS480962 L270S-360 605 c 234 S anSI  classroom US3 ScHL-c 2-3/4"

cS480964 L270S-360 613 c 234 S anSI  classroom US10B ScHL-c 2-3/4"

cS480965 L270S-360 626 c 234 S anSI  classroom US26D ScHL-c 2-3/4"

cS480966 L270S-360 626 c LL anSI  classroom US26D ScHL-c Less Latch

cS402359 L280S 605 c 234 S anSI   Storeroom US3 ScHL-c 2-3/4"

cS303188 L280S 605 c LL anSI  Storeroom US3 ScHL-c Less Latch

cS390195 L280S 613 c 234 S anSI   Storeroom US10B ScHL-c 2-3/4"

cS303189 L280S 613 c LL anSI  Storeroom US10B ScHL-c Less Latch

cS288628 L280S 626 c 234 S anSI  Storeroom US26D ScHL-c 2-3/4"

cS390198 L280S 626 c 238 S anSI   Storeroom US26D ScHL-c 2-3/8"

cS303191 L280S 626 c LL anSI  Storeroom US26D ScHL-c Less Latch

cS380527 L280S 622 c 234 S anSI Storeroom Flat Black ScHL-c 2-3/4"

√ Lock anX # Latch anX#

√ cS303053 cS324180

√ cS303054 cS324181

√ cS303054 cS322895

√ cS303056 cS322899

√ cS303083 cS324180

√ cS303086 cS324181

√ cS303089 cS322899

√ cS302999  cS288317

√ cS303002 cS288318

√ cS303188 cS288321

√ cS303189 cS288322

√ cS303191 cS288318

√ BUILD-A-LOCK
Less Latch Lock + required 
Backset = complete Lock

COST = 
SAME AS 

COMPLETE 
LOCK
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L200 Series
cylindrical Leverset

Grade 2 Levers
L200S Series Clutched SFIC Levers (sold less core)

L200N Series Clutched Levers - Schlage C Keyway

L200S Series Clutched Levers - Posts - 70mm CTC

L200N Series Clutched SFIC Levers (sold less core)

anX# Part# Function Finish keyway Backset
cS343671 L253S 605 Ic 234 S anSI S  entry US3 SFIc 2-3/4"

cS246338 L253S 613 Ic 234 S anSI S  entry US10B SFIc 2-3/4"

cS246339 L253S 626 Ic 234 S anSI S  entry US26D SFIc 2-3/4"

cS480963 L270S-360 605 Ic 234 S anSI S  classroom US3 SFIc 2-3/4"

cS495797 L270S-360 613 Ic 234 S anSI S  classroom US10B SFIc 2-3/4"

cS480967 L270S-360 626 Ic 234 S anSI S  classroom US26D SFIc 2-3/4"

cS343674 L280S 605 Ic 234 S anSI S  Storeroom US3 SFIc 2-3/4"

cS246343 L280S 613 Ic 234 S anSI S  Storeroom US10B SFIc 2-3/4"

cS246344 L280S 626 Ic 234 S anSI S  Storeroom US26D SFIc 2-3/4"

anX# Part# Function Finish keyway Backset
cS101879 L2170n 626                     Dummy US26D 2-3/4"

cS101878 L210n 626 234 S anSI           Passage US26D 2-3/4"

cS101880 L240n 626 234 S anSI           Privacy US26D 2-3/4"

cS101882 L253n 626 c 234 S anSI         entry US26D ScHL-c 2-3/4"

cS104044 L253n 626 c 238 S anSI entry US26D ScHL-c 2-3/8"

cS101885 L270n-360 626 c 234 S anSI     classroom US26D ScHL-c 2-3/4"

cS101887 L280n 626 c 234 S anSI         Storeroom US26D ScHL-c 2-3/4"

anX# Part# Function Finish keyway Backset
cS104086 L210S-70 626 234 S anSI  Passage US26D  2-3/4"

cS104087 L240S-70 626 234 S anSI  Privacy US26D  2-3/4"

cS104088 L253S-70 626 c 234 S anSI  entry US26D ScHL-c 2-3/4"

cS104089 L253S-70 626 Ic 234 S anSI S  entry US26D SFIc 2-3/4"

cS104090 L270S-70-360 626 c 234 S anSI  classroom US26D ScHL-c 2-3/4"

cS104095 L270S-70-360 626 Ic 234 S anSI  classroom US26D SFIc 2-3/4"

cS104096 L280S-70 626 c 234 S anSI  Storeroom US26D ScHL-c 2-3/4"

anX# Part# Function Finish keyway Backset
cS101884 L253n 626 Ic 234 S anSI S      entry US26D SFIc 2-3/4"

cS101888 L280n 626 Ic 234 S anSI S      Storeroom US26D SFIc 2-3/4"

√ Lock anX # Latch anX#

√ cS101882 cS288318

√ BUILD-A-LOCK
Less Latch Lock + required 
Backset = complete Lock

COST = 
SAME AS 

COMPLETE 
LOCK

L200S Series available with 70mm 
through-bolts to match templating 
of additional brands.

example: L253S-70 626 C 234

70mm
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L200 Series
cylindrical Leverset

Grade 2 Levers
LX200S Series Rigid Levers - Schlage C Keyway

anX# Part# Function Finish keyway Backset
cS402360 LX253S 605 c 234 S anSI    entry US3 ScHL-c 2-3/4"

cS303004 LX253S 605 c LL anSI  entry US3 ScHL-c Less Latch

cS390202 LX253S 613 c 234 S anSI   entry US10B ScHL-c 2-3/4"

cS303007 LX253S 613 c LL anSI  entry US10B ScHL-c Less Latch

cS288607 LX253S 626 c 234 S anSI  entry US26D ScHL-c 2-3/4"

cS390206 LX253S 626 c 238 S anSI   entry US26D ScHL-c 2-3/8"

cS303016 LX253S 626 c LL anSI  entry US26D ScHL-c Less Latch

cS288592 LX270S 605 c 234 S anSI  classroom US3 ScHL-c 2-3/4"

cS302965 LX270S 605 c LL anSI  classroom US3 ScHL-c Less Latch

cS102510 LX270S-360 613 c 234 S anSI    classroom US10B ScHL-c 2-3/4"

cS102513 LX270S-360 613 c 238 S anSI    classroom US10B ScHL-c 2-3/8"

cS102520 LX270S-360 613 c LL anSI       classroom US10B ScHL-c Less Latch

cS102530 LX270S-360 626 c 234 S anSI    classroom US26D ScHL-c 2-3/4"

cS102539 LX270S-360 626 c 238 S anSI    classroom US26D ScHL-c 2-3/8"

cS102540 LX270S-360 626 c LL anSI       classroom US26D ScHL-c Less Latch

cS288629 LX280S 605 c 234 S anSI  Storeroom US3 ScHL-c 2-3/4"

cS390211 LX280S 613 c 234 S anSI   Storeroom US10B ScHL-c 2-3/4"

cS303193 LX280S 613 c LL anSI  Storeroom US10B ScHL-c Less Latch

cS288631 LX280S 626 c 234 S anSI  Storeroom US26D ScHL-c 2-3/4"

cS303194 LX280S 626 c LL anSI  Storeroom US26D ScHL-c Less Latch

√ Lock anX # Latch anX#

√ cS303004 cS288321

√ cS303007 cS288322

√ cS303016 cS288318

√ cS102520 cS288322

√ cS102520 cS288317

√ cS102540 cS288323

√ cS102540 cS288318

√ cS303193 cS288322

√ BUILD-A-LOCK
Less Latch Lock + required 
Backset = complete Lock

COST = 
SAME AS 

COMPLETE 
LOCK

LX200S Series Rigid SFIC Levers (sold less core)

LX200N Series Rigid Levers - Schlage C Keyway

LX200N Series Rigid SFIC Levers (sold less core)

anX# Part# Function Finish keyway Backset
cS243397 LX253S 613 Ic 234 S anSI  entry US10B SFIc 2-3/4"

cS243399 LX253S 626 Ic 234 S anSI  entry US26D SFIc 2-3/4"

cS246347 LX280S 626 Ic 234 S anSI  Storeroom US26D SFIc 2-3/4"

anX# Part# Function Finish keyway Backset
cS101890 LX253n 626 c 234 S anSI        entry US26D ScHL-c 2-3/4"

cS101892 LX270n-360 626 c 234 S anSI    classroom US26D ScHL-c 2-3/4"

cS101893 LX280n 626 c 234 S anSI        Storeroom US26D ScHL-c 2-3/4"

anX# Part# Function Finish keyway Backset
cS101891 LX253n 626 Ic 234 S anSI       entry US26D SFIc 2-3/4"

cS101894 LX280n 626 Ic 234 S anSI       Storeroom US26D SFIc 2-3/4"

https://www.generallock.com/
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LT200 Series
tubular Levers

SPECIFICATIONS:
certifications anSI a156.2 Grade 2, UL Listed 3 Hour Fire, aDa compliant

Finishes Satin chrome (626)
Lever Designs S-Lever (Straight) - rigid Mechanism ~ 3” Diameter rose
keyways ScHL-c

Backset 2 Way adjustable Backset - 2-3/8” - 2-3/4"
Strike anSI - 1-1/4" x 4-7/8"
Door thickness 1-3/8" to 1-3/4” ~ concealed Mounting Screws
Warranty Lifetime Mechanical / 5 Year Finish

Grade 2 Tubular Leverset
Standard-duty commercial leverset designed for 
moderate traffic interior doors. 

 � Meets anSI a156.2 Grade 2 Standards

 � Designed for aDa Barrier Free applications

 � 2 Way adjustable Latch - 2-3/8” to 2-3/4”

 � 3” Diameter rose / 26D Brushed chrome Finish

 � Schlage “c” keyway

 � Straight Lever Design – rigid Mechanism

Grade 2 Tubular Levers

anX# Part# Function Finish keyway Backset
cS134028 Lt2170S 626 Half Dummy US26D

cS134015 Lt210S 626 2WL S anSI Passage US26D  2-Way adj.

cS134019 Lt240S 626 2WL S anSI Privacy US26D  2-Way adj.

cS134024 Lt250S 626 2WL S anSI entry US26D ScHL-c 2-Way adj.

cS134026 Lt270S 626 c 2WL S anSI classroom US26D ScHL-c 2-Way adj.

cS134025 Lt280S 626 c 2WL S anSI Storeroom US26D ScHL-c 2-Way adj.
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SPECIFICATIONS:

SPECIFICATIONS:

certifications anSI a156.2 Grade 1, UL Listed 3 Hour Fire

Finishes Stainless Steel (630)
Door thickness  1-3/8” to 2”
Backset  Standard - 2-3/4” optional Latches - 2-3/8”, 3-3/4”, & 5”

Strike anSI - 1-1/4” x 4-7/8”
keyways ScHL-c
knob Designs B-knob (Ball)
Warranty Lifetime Mechanical / 5 Year Finish 

certifications anSI a156.2 Grade 2, UL Listed 3 Hour Fire

Finishes Bright Brass (605), oil rubbed Bronze (613), Satin Stainless 
Steel (630)

Door thickness  1-3/8” to 1-3/4””
Backset  Standard - 2-3/4” or 2-3/8” optional - 3-3/4”, & 5”

Strike anSI - 1-1/4” x 4-7/8” — optional - t-Strike
keyways ScHL-c, SFIc 6/7-Pin Prep
knob Designs B-knob (Ball), P-knob (Plymouth)
Warranty Lifetime Mechanical / 5 Year Finish 

Grade 2 Knobsets
Heavy-duty commercial knobset 
designed for moderate traffic doors. 

 � Meets anSI a156.2 Grade 2 Standards

 � Schlage “c” and SFIc Prep

K100 / K200 Series
cylindrical knobsets

Grade 1 Knobsets
Super heavy-duty commercial knobset designed 
for high traffic interior and exterior doors.

K100 Series Grade 1 Cylindrical Knobsets

anX# Part# Function Finish keyway Backset
cS123185 k153B 630 c 234 S anSI  entry US32D ScHL-c 2-3/4"

cS123186 k180B 630 c 234 S anSI  Storeroom US32D ScHL-c 2-3/4"

https://www.generallock.com/
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K200 Series
cylindrical knobsets

Grade 2 Knobsets
K200 Series Grade 2 Cylindrical Knobsets - Ball Knob Design

anX# Part# Function Finish keyway Backset
cS402341 k210B 605 234 S anSI Passage US3 2-3/4"

cS402369 k210B 605 238 S anSI Passage US3 2-3/8"

cS303018 k210B 605 LL anSI Passage US3 Less Latch

cS390215 k210B 613 234 S anSI Passage US10B 2-3/4"

cS390216 k210B 613 238 S anSI Passage US10B 2-3/8"

cS303019 k210B 613 LL anSI Passage US10B Less Latch

cS288286 k210B 630 234 S anSI Passage US32D 2-3/4"

cS390218 k210B 630 238 S anSI Passage US32D 2-3/8"

cS303029 k210B 630 LL anSI Passage US32D Less Latch

cS402343 k240B 605 234 S anSI Privacy US3 2-3/4"

cS402371 k240B 605 238 S anSI Privacy US3 2-3/8"

cS303057 k240B 605 LL anSI Privacy US3 Less Latch

cS288296 k240B 613 234 S anSI Privacy US10B 2-3/4"

cS390220 k240B 613 238 S anSI Privacy US10B 2-3/8"

cS303059 k240B 613 LL anSI Privacy US10B Less Latch

cS390221 k240B 630 234 S anSI Privacy US32D 2-3/4"

cS390222 k240B 630 238 S anSI Privacy US32D 2-3/8"

cS303063 k240B 630 LL anSI Privacy US32D Less Latch

cS402344 k253B 605 c 234 S anSI entry US3 ScHL-c 2-3/4"

cS402375 k253B 605 c 238 S anSI  entry US3 ScHL-c 2-3/8"

cS302982 k253B 605 c LL anSI entry US3 ScHL-c Less Latch

cS442388 k253B 605 Ic 234 S anSI entry US3 SFIc 2-3/4"

cS390223 k253B 613 c 234 S anSI  entry US10B ScHL-c 2-3/4"

cS390224 k253B 613 c 238 S anSI  entry US10B ScHL-c 2-3/8"

cS302987 k253B 613 c LL anSI entry US10B ScHL-c Less Latch

cS288278 k253B 630 c 234 S anSI entry US32D ScHL-c 2-3/4"

cS390226 k253B 630 c 238 S anSI  entry US32D ScHL-c 2-3/8"

cS302988 k253B 630 c LL anSI entry US32D ScHL-c Less Latch

cS411210 k253B 630 Ic 234 S anSI entry US32D SFIc 2-3/4"

cS288268 k270B 613 c 234 S anSI classroom US10B ScHL-c 2-3/4"

cS390228 k270B 613 c 238 S anSI classroom US10B ScHL-c 2-3/8"

cS302957 k270B 613 c LL anSI classroom US10B ScHL-c Less Latch

cS390229 k270B 630 c 234 S anSI  classroom US32D ScHL-c 2-3/4"

cS390230 k270B 630 c 238 S anSI classroom US32D ScHL-c 2-3/8"

cS302959 k270B 630 c LL anSI classroom US32D ScHL-c Less Latch

cS402350 k280B 605 c 234 S anSI  Storeroom US3 ScHL-c 2-3/4"

cS402399 k280B 605 c 238 S anSI  Storeroom US3 ScHL-c 2-3/8"

cS303175 k280B 605 c LL anSI Storeroom US3 ScHL-c Less Latch

cS390231 k280B 613 c 234 S anSI  Storeroom US10B ScHL-c 2-3/4"

cS390232 k280B 613 c 238 S anSI Storeroom US10B ScHL-c 2-3/8"

cS303176 k280B 613 c LL anSI Storeroom US10B ScHL-c Less Latch

cS288303 k280B 630 c 234 S anSI Storeroom US32D ScHL-c 2-3/4"

cS390234 k280B 630 c 238 S anSI  Storeroom US32D ScHL-c 2-3/8"

cS303177 k280B 630 c LL anSI Storeroom US32D ScHL-c Less Latch

cS411209 k280B 630 Ic 234 S anSI Storeroom US32D SFIc 2-3/4"

√ Lock anX # Latch anX#

√ cS303018 cS324180

√ cS303018 cS322890

√ cS303019 cS324181

√ cS303019 cS322895

√ cS303029 cS322899

√ cS303057 cS324180

√ cS303057 cS322890

√ cS303059 cS324181

√ cS303059 cS322895

√ cS303063 cS324182

√ cS303063 cS322899

√ cS302982 cS288321

√ cS302982 cS288316

√ cS302987 cS288322

√ cS302987 cS288317

√ cS302988 cS288318

√ cS302957 cS288322

√ cS302957 cS288317

√ cS302959 cS288323

√ cS302959 cS288318

√ cS303175 cS288321

√ cS303175 cS288316

√ cS303176 cS288322

√ cS303176 cS288317

√ cS303177 cS288318

√ BUILD-A-LOCK
Less Latch Lock + required 
Backset = complete Lock

COST = 
SAME AS 

COMPLETE 
LOCK
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K200 Series
cylindrical knobsets

Grade 2 Knobsets
K200 Series Grade 2 Cylindrical Knobsets - P Knob Design - Standard Rose

K200 Series Grade 2 Cylindrical Knobsets - PSR Knob Design (SR = Small Rose)

anX# Part# Function Finish keyway Backset
cS478000 k240P 605 234 S anSI Privacy US3 2-3/4"

cS478001 k240P 605 238 S anSI Privacy US3 2-3/8"

cS303065 k240P 605 LL anSI Privacy US3 Less Latch

cS478005 k270P 605 c 234 S anSI classroom US3 ScHL-c 2-3/4"

cS478009 k270P 605 c 238 S anSI classroom US3 ScHL-c 2-3/8"

cS477957 k270P 605 c LL anSI 5P ka4 classroom US3 ScHL-c Less Latch

anX# Part# Function Finish keyway Backset
cS113309 k210PSr 605 238 S tF Passage US3 2-3/8"

cS125643 k210PSr 613 234 S tF Passage US10B 2-3/4"

cS113327 k210PSr 630 234 S tF Passage US32D 2-3/4"

cS113314 k240PSr 605 238 S tF Privacy US3 2-3/8"

cS125644 k240PSr 613 234 S tF Privacy US10B 2-3/4"

cS113328 k240PSr 630 234 S tF Privacy US32D 2-3/4"

cS129074 k253PSr 605 c 238 S tF 5P ka entry US3 ScHL-c 2-3/8"

cS113318 k253PSr 605 c 238 S tF entry US3 ScHL-c 2-3/8"

cS125646 k253PSr 613 c 234 S tF entry US10B ScHL-c 2-3/4"

cS113329 k253PSr 630 c 234 S tF entry US32D ScHL-c 2-3/4"

cS113323 k280PSr 605 c 238 S tF Storeroom US3 ScHL-c 2-3/8"

cS125661 k280PSr 613 c 234 S tF Storeroom US10B ScHL-c 2-3/4"

cS113330 k280PSr 630 c 234 S tF Storeroom US32D ScHL-c 2-3/4"

cS113331 k282PSr 630 c 234 S tF Institution US32D ScHL-c 2-3/4"

√ Lock anX # Latch anX#

√ cS303065 cS324180

√ cS303065 cS322890

 

√ cS477957 cS288321

√ cS477957 cS288316

 

√ BUILD-A-LOCK
Less Latch Lock + required 
Backset = complete Lock

COST = 
SAME AS 

COMPLETE 
LOCK

k253PSr-613

k253PSr-630

k253P-605

https://www.generallock.com/
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L200/K200 Series
Parts

Grade 2 Lever and Knob Parts
Grade 2 Cylindrical Lock Parts

anX# Part# Description Finish Backset type
cS288310 2DL 234 D  Dead Latch 2-3/4" Drive-in
cS288309 2DL 238 D  Dead Latch 2-3/8" Drive-in
cS288313 2DL 605 234 r  Dead Latch US3 2-3/4" radius corner
cS288321 2DL 605 234 S  Dead Latch US3 2-3/4" Square corner
cS288312 2DL 605 238 r  Dead Latch US3 2-3/8" radius corner
cS288316 2DL 605 238 S  Dead Latch US3 2-3/8" Square corner
cS288322 2DL 613 234 S  Dead Latch US10B 2-3/4" Square corner
cS322885 2DL 613 238 r  Dead Latch US10B 2-3/8" radius corner
cS288317 2DL 613 238 S  Dead Latch US10B 2-3/8" Square corner
cS288314 2DL 626 234 r  Dead Latch US26D 2-3/4" radius corner
cS118690 2DL 626 234 r 1"  Dead Latch US26D 2-3/4" 1" radius corner
cS288323 2DL 626 234 S  Dead Latch US26D 2-3/4" Square corner
cS118688 2DL 626 234 S 1"  Dead Latch US26D 2-3/4" 1" Square corner
cS322886 2DL 626 238 r  Dead Latch US26D 2-3/8" radius corner
cS288318 2DL 626 238 S  Dead Latch US26D 2-3/8" Square corner
cS360919 2DL eXt LInk For 3-3/4" ext. Link f/ 2-3/8” BS
cS413156 2DL eXt LInk For 5" ext. Link f/ 2-3/8” BS
cS322888 2SL 234 D  Spring Latch 2-3/4" Drive-in
cS322887 2SL 238 D  Spring Latch 2-3/8" Drive-in
cS322893 2SL 605 234 r  Spring Latch US3 2-3/4" radius corner
cS324180 2SL 605 234 S  Spring Latch US3 2-3/4" Square corner
cS322889 2SL 605 238 r  Spring Latch US3 2-3/8" radius corner
cS322890 2SL 605 238 S  Spring Latch US3 2-3/8" Square corner
cS322896 2SL 613 234 r  Spring Latch US10B 2-3/4" radius corner
cS324181 2SL 613 234 S  Spring Latch US10B 2-3/4" Square corner
cS322894 2SL 613 238 r  Spring Latch US10B 2-3/8" radius corner
cS322895 2SL 613 238 S  Spring Latch US10B 2-3/8" Square corner
cS322900 2SL 626 234 r  Spring Latch US26D 2-3/4" radius corner
cS324182 2SL 626 234 S  Spring Latch US26D 2-3/4" Square corner
cS322897 2SL 626 238 r  Spring Latch US26D 2-3/8" radius corner
cS322899 2SL 626 238 S  Spring Latch US26D 2-3/8" Square corner
cS498925 k2 Ic tP  tailpiece SFIc knob 
cS498924 k2 SP 605  Screwpack - knob US3
cS498923 k2 SP 613  Screwpack - knob US10B
cS498922 k2 SP 630  Screwpack - knob US26D
cS502181 L1L2 tB  through bolts G1/G2 
cS101552 L2 InSert  Black Plastic Lever Insert 
cS498921 L2 SP 605  Screwpack - Lever US3
cS498920 L2 SP 613  Screwpack - Lever US10B
cS498919 L2 SP 626  Screwpack - Lever US26D
cS463244 L2-Ic-tP2  tailpiece SFIc Lever 
cS117315 L2k2 tP-tB  tailpiece - thin Base 
cS106654 Lk12 cYL caP  cyl cap G1/G2 
cS342529 tS 605 S  t-Strike US3 Square corner
cS342530 tS 613 S  t-Strike US10B Square corner
cS342531 tS 626 S  t-Strike US26D Square corner

K2 IC TP

L2 IC TP2

L2K2 TP-TB

TS 626 S

2DL 626

2SL 626

https://www.generallock.com/
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SPECIFICATIONS:
certifications anSI a156.36 Grade 1, UL Listed 3 Hour Fire, aDa compliant

Finishes Satin chrome (626), oil rubbed Bronze (613), Bright Brass (605) 
Door thickness 1-9/16” to 2”
Backset  2-3/4” - Square corner, 2-3/8” Bolt - optional

Strike Steel Strike Plate - 2-3/4” x 1-1/8” with 3” Installation Screws
Function Single and Double cylinder
keyways ScHL-c, SFIc 6/7-Pin Prep
Warranty Lifetime Mechanical / 5 Year Finish 

Grade 1 Deadbolts

Super heavy-duty commercial deadbolt 
Designed for high security applications 
on interior or exterior doors. 

 � Meets anSI a156.36 Grade 1 Standards

 � Schlage “c” and SFIc Prep

D660 Series
Deadbolts

D660 Series Grade 1 Deadbolt - Schlage C Keyway

D660 Series Grade 1 Deadbolt - SFIC Prep

anX# Part# Function Finish Backset keyway
cS359455 D660 626 234 c  Single cylinder US26D 2-3/4" ScHL-c

cS359446 D662 626 234 c  Double cylinder US26D 2-3/4" ScHL-c

anX# Part# Function Finish Backset keyway
cS359452 D660 605 234 Ic  Single cylinder US3 2-3/4" SFIc

cS359456 D660 626 234 Ic  Single cylinder US26D 2-3/4" SFIc

cS359442 D662 605 234 Ic  Double cylinder US3 2-3/4" SFIc

cS359445 D662 613 234 Ic  Double cylinder US10B 2-3/4" SFIc

cS359447 D662 626 234 Ic  Double cylinder US26D 2-3/4" SFIc

https://www.generallock.com/
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SPECIFICATIONS:
certifications anSI a156.36 Grade 2, UL Listed 3 Hour Fire, aDa compliant

Finishes Satin chrome (626), oil rubbed Bronze (613), Bright Brass (605), Satin Stainless Steel (630), Flat Black (622)
Door thickness “c” keyway = 1-3/8” to 1-3/4” SFIc Prep = 1-9/16” to 2”
Backset 6-Way Bolt - 2-3/8”, 2-3/4” - Square corner, radius corner and Drive-in

Strike Steel Strike Plate - 2-3/4” x 1-1/8” with 3” Installation Screws
Function Single and Double cylinder
keyways ScHL-c, SFIc 6/7-Pin Prep
Warranty Lifetime Mechanical / 5 Year Finish 

Grade 2 Deadbolts
Heavy-duty commercial deadbolt designed 
for medium security applications on interior 
or exterior doors.

 � Meets anSI a156.36 Grade 2 Standards

 � Schlage “c” and SFIc Prep

D160 Series
Deadbolts

D160 Series Grade 2 Deadbolt - Schlage C Keyway

anX# Part# Function Finish Backset keyway
cS257037 D160 605 6WL c  Single cylinder US3 6-Way adj. ScHL-c
cS477954 D160 605 6WL c 5P ka4  Single cylinder US3 6-Way adj. ScHL-c
cS473505 D160 609 6WL c  Single cylinder US5 6-Way adj. ScHL-c
cS257038 D160 613 6WL c  Single cylinder US10B 6-Way adj. ScHL-c
cS257039 D160 626 6WL c  Single cylinder US26D 6-Way adj. ScHL-c
cS103126 D160 630 6WL c  Single cylinder US32D 6-Way adj. ScHL-c
cS374732 D160 622 6WL c Single cylinder Flat Black 6-Way adj. ScHL-c
cS257031 D162 605 6WL c  Double cylinder US3 6-Way adj. ScHL-c
cS477956 D162 605 6WL c 5P ka4  Double cylinder US3 6-Way adj. ScHL-c
cS485779 D162 609 6WL c  Double cylinder US5 6-Way adj. ScHL-c
cS257032 D162 613 6WL c  Double cylinder US10B 6-Way adj. ScHL-c
cS257033 D162 626 6WL c  Double cylinder US26D 6-Way adj. ScHL-c
cS103130 D162 630 6WL c  Double cylinder US32D 6-Way adj. ScHL-c
cS375000 D162 622 6WL c Double cylinder Flat Black 6-Way adj. ScHL-c

D160 Series Grade 2 Deadbolt - SFIC Prep

anX# Part# Function Finish Backset keyway
cS359448 D160 605 6WL Ic  Single cylinder US3 6-Way adj. SFIc
cS359449 D160 613 6WL Ic  Single cylinder US10B 6-Way adj. SFIc
cS359450 D160 626 6WL Ic  Single cylinder US26D 6-Way adj. SFIc
cS103129 D160 630 6WL Ic  Single cylinder US32D 6-Way adj. SFIc
cS359437 D162 605 6WL Ic  Double cylinder US3 6-Way adj. SFIc
cS359438 D162 613 6WL Ic  Double cylinder US10B 6-Way adj. SFIc
cS359439 D162 626 6WL Ic  Double cylinder US26D 6-Way adj. SFIc
cS103132 D162 630 6WL Ic  Double cylinder US32D 6-Way adj. SFIc
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D660/D160 Series
Parts

Deadbolt Parts
Deadbolt - Bolts

Deadbolt - Parts

anX# Part# Description Grade Finish type Backset
cS263356 DB-234 605  Dead Bolt Grade 1 US3 Square corner 2-3/4"

cS263357 DB-234 626  Dead Bolt Grade 1 US26D Square corner 2-3/4"

cS259372 DB-238 605  Dead Bolt Grade 1 US3 Square corner 2-3/8"

cS259375 DB-238 626  Dead Bolt Grade 1 US26D Square corner 2-3/8"

cS447836 DB-6WL-605  Dead Bolt Grade 2 US3 6-Way adj. 2-3/8" to 2-3/4"

cS447838 DB-6WL-626  Dead Bolt Grade 2 US26D 6-Way adj. 2-3/8" to 2-3/4"

cS429309 DBa-605  Dead Bolt Grade 1&2 US3 Square corner 2-3/8" to 2-3/4"

cS429311 DBa-626  Dead Bolt Grade 1&2 US26D Square corner 2-3/8" to 2-3/4"

anX# Part# Description Grade Finish type
cS101940 D1-Sr-605  adapter ring Grade 1 US3 2 Per Lock req.

cS102053 D1-Sr-626  adapter ring Grade 1 US26D 2 Per Lock req.

cS102931 D2-Sr-605  adapter ring Grade 2 US3 2 Per Lock req.

cS102933 D2-Sr-613  adapter ring Grade 2 US10B 2 Per Lock req.

cS102166 1DB Dc SP 626  Screwpack Grade 1 US26D Double cyl.

cS102167 1DB Sc SP 626  Screwpack Grade 1 US26D Single cyl.

cS102158 2DB Dc SP 605  Screwpack Grade 2 US3 Double cyl.

cS102161 2DB Dc SP 613  Screwpack Grade 2 US10B Double cyl.

cS102164 2DB Dc SP 626  Screwpack Grade 2 US26D Double cyl.

cS101533 2DB Sc SP 605  Screwpack Grade 2 US3 Single cyl.

cS101534 2DB Sc SP 613  Screwpack Grade 2 US10B Single cyl.

cS101535 2DB Sc SP 626  Screwpack Grade 2 US26D Single cyl.

cS105928 D162-1WS 626  Screwpack - 1Way Grade 2 US26D Double cyl.

cS498913 D1D2 Dc c tP - eX  tailpiece - exterior  Grade 1&2 Double cyl.

cS498912 D1D2 Dc c tP - In  tailpiece - Interior Grade 1&2 Double cyl.

cS498915 D1D2 Dc Ic tP  tailpiece - SFIc Grade 1&2 Double cyl.

cS498914 D1D2 Sc Ic tP  tailpiece - SFIc Grade 1&2 Single cyl.

cS498906 D1D2 Sc c tP  tailpiece - StD. Grade 1&2 Single cyl.

cS468938 D1D2-Dc-tDk-214 605  thick Door kit Grade 1&2 US3 Double cyl.

cS483539 D1D2-Dc-tDk-214 613  thick Door kit Grade 1&2 US10B Double cyl.

cS468941 D1D2-Dc-tDk-214 626  thick Door kit Grade 1&2 US26D Double cyl.

cS468939 D1D2-Sc-tDk-214 605  thick Door kit Grade 1&2 US3 Single cyl.

cS483537 D1D2-Sc-tDk-214 613  thick Door kit Grade 1&2 US10B Single cyl.

cS468943 D1D2-Sc-tDk-214 626  thick Door kit Grade 1&2 US26D Single cyl.

cS502184 D1D2 Sc Ic tDk 214 605  thick Door kit - SFIc Grade 1&2 US3 Single cyl.

cS502183 D1D2 Sc Ic tDk 214 613  thick Door kit - SFIc Grade 1&2 US10B Single cyl.

cS502182 D1D2 Sc Ic tDk 214 626  thick Door kit - SFIc Grade 1&2 US26D Single cyl.

DB 234 626

D1D2 Sc Ic tP
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SPECIFICATIONS:
Mortise cylinders 1” – 5-Pin, 1-1/8” & 1-1/4” – 6-Pin, 26D, 10B, US3 and Flat Black (622) Finish

rim cylinders 6-Pin, 26D, 10B, US3 and Flat Black (622) Finish
kLc cylinders 6-Pin, Multiple tailpieces for leversets, knobsets and deadbolts, 26D, US4 & 622 Finish
Sc-LFIc cylinders  6-Pin — 26D ~ control key Included

SFIc cores 6-Pin & 7-Pin — Best Style capping
key Blanks neuter and Standard Bow / Brass and nickel Silver 

OEM compatible cylinders to 
integrate with existing key systems 

 � kLc cylinders

 � Mortise cylinders

 � t-turns & Dummy

 � rim cylinders

 � SFIc cores

 � SFIc Housings

 � LFIc cores & 
Housings

 � cylinder Part

 � key Blanks

Cylinders, Cores, Housings & Keys

https://www.generallock.com/
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Cylinders, Cores, Housings & Keys
custom

Custom Cylinders 

Build your brand and generate 
repeat business by using cylinders 
crisply emblazened with your logo!
•  Available in most standard General Lock 

Mortise and Rim Cylinders

•  Minimum order quantity – 50 per item 
and 200 per order, with a $200 one-time 
tooling charge on the first order. 

•  Tooling fee will be waived if order is 200 
cylinders or more

•  Reorders must be 50 per item and 200 
per order minimum

•  Lead time 16 – 18 weeks on first order

*branding not available for interchangeable core housings.

Call your local Wesco Security Branch to place your order today 
1 (844) 522-5275.
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SPECIFICATIONS:
Mortise cylinders 6-Pin, 1-1/8” and 1-1/4” Length. 26D, 10B and US3 Finish
rim cylinders 6-Pin, 26D, 10B and US3 Finish
kLc cylinders Multiple tailpieces for leversets, knobsets and deadbolts, 26D & US4 Finish
SFIc cylinders 6-Pin and 7-Pin. Best Style capping 6-Pin - 26D & US4, 7-Pin - 26D

LFIc cylinders 6-Pin  Schlage LFIc / 26D finish
key Blanks — Std. neuter Bow, Do not Duplicate, nickel Silver - custom coining available
key Blanks — SFIc Square Bow, Do not Duplicate, Brass
Std. Depths and Spacing Schlage Depths and Spacing (HPc - c45 card)
SFIc Depths and Spacing Best Spacing - a2, a3 or a4 Systems
Warranty cylinder Warranty - 10 Years

Restricted Key Systems

Cost effective commercial key 
control solution to prevent 
unauthorized key duplication 

 � Managed restricted cylinders & keyblanks

 � Written contract required to ensure key 
control Integrity

 � 6 restricted standard format keyways 
• Mortise, rim, kLc and LFIc cylinders 
• Uses Schlage depths & spacing 
• neuter Bow Do not Duplicate - Standard 
• custom coined neuter Bow - option

 � 2 restricted SFIc keyways 
• 6-Pin and 7-Pin cores 
• Uses Best depths & spacing and pins 
 & caps

Cylinders, Cores, Housings & Keys
restricted

Call your local Wesco Security Branch for more information 
1 (844) 522-5275.
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Cylinders, Cores, Housings & Keys

Mortise Cylinders
anX# Part# Pin Length keyway Finish cam

cS256627 Mc100 aa 10B ar ka2 5-pin 1" arrow US10B adamsrite

cS256628 Mc100 aa 26D ar ka2 5-pin 1" arrow US26D adamsrite

cS256631 Mc100 kS 10B ar ka2 5-pin 1" kwikset US10B adamsrite

cS256636 Mc100 kS 26D ar ka2 5-pin 1" kwikset US26D adamsrite

cS256630 Mc100 kS 3 ar ka2 5-pin 1" kwikset US3 adamsrite

cS256639 Mc100 Sc 10B ar ka2 5-pin 1" ScHL-c US10B adamsrite

cS321148 Mc100 Sc 26D ar ka 26483 5-Pin 1" ScHL-c US26D adamsrite

cS256640 Mc100 Sc 26D ar ka2 5-pin 1" ScHL-c US26D adamsrite

cS256638 Mc100 Sc 3 ar ka2 5-pin 1" ScHL-c US3 adamsrite

cS380540 Mc100 Sc 622 ar ka2 5-Pin 1" ScHL-c Flat Black adamsrite

cS256642 Mc100 SX 10B ar ka2 5-pin 1" ScHL-composite US10B adamsrite

cS256644 Mc100 SX 26D ar ka2 5-pin 1" ScHL-composite US26D adamsrite

cS256646 Mc100 Wa 26D ar ka2 5-pin 1" Weiser US26D adamsrite

cS256648 Mc100 Ya 10B ar ka2 5-pin 1" Yale 8 US10B adamsrite

cS256649 Mc100 Ya 26D ar ka2 5-pin 1" Yale 8 US26D adamsrite

cS256647 Mc100 Ya 3 ar ka2 5-pin 1" Yale 8 US3 adamsrite

cS428250 Mc118 60 26D St/ar ka2 6-pin 1-1/8" corbin 60 US26D Standard/adamsrite

cS256692 Mc118 aa 26D St/ar ka2 6-pin 1-1/8" arrow US26D Standard/adamsrite

cS256693 Mc118 Ga 10B St/ar ka2 6-pin 1-1/8" Sargent La US10B Standard/adamsrite

cS256694 Mc118 Ga 26D St/ar ka2 6-pin 1-1/8" Sargent La US26D Standard/adamsrite

cS286172 Mc118 Ga 3 St/ar ka2 6-pin 1-1/8" Sargent La US3 Standard/adamsrite

cS256696 Mc118 kS 10B St/ar ka2 6-pin 1-1/8" kwikset US10B Standard/adamsrite

cS256697 Mc118 kS 26D St/ar ka2 6-pin 1-1/8" kwikset US26D Standard/adamsrite

cS256695 Mc118 kS 3 St/ar ka2 6-pin 1-1/8" kwikset US3 Standard/adamsrite

cS256701 Mc118 rB 10B St/ar ka2 6-pin 1-1/8" russwin D1 US10B Standard/adamsrite

cS256703 Mc118 rB 26D St/ar ka2 6-pin 1-1/8" russwin D1 US26D Standard/adamsrite

cS256699 Mc118 rB 3 St/ar ka2 6-pin 1-1/8" russwin D1 US3 Standard/adamsrite

cS256706 Mc118 Sc 10B St/ar ka2 6-pin 1-1/8" ScHL-c   US10B Standard/adamsrite

cS132039 Mc118 Sc 26D St/ar ka 24683 6-Pin 1-1/8" ScHL-c US26D Standard/adamsrite

cS256707 Mc118 Sc 26D St/ar ka2 6-pin 1-1/8" ScHL-c   US26D Standard/adamsrite

cS437331 Mc118 Sc 26D St/ar ka2 aBPr 6-pin 1-1/8" ScHL-c - Bump resistant US26D Standard/adamsrite

cS256705 Mc118 Sc 3 St/ar ka2 6-pin 1-1/8" ScHL-c   US3 Standard/adamsrite

cS138677 Mc118 Sc 622 St/ar ka2 6-Pin 1-1/8" ScHL-c Flat Black Standard/adamsrite

cS124648 Mc118e Sc123 26D St/ar 0B 6-pin 1-1/8" ScHL-c123 US26D Standard/adamsrite

cS380771 Mc118e Sc123 622 St/ar 0B 6-Pin 1-1/8" ScHL-c123 Flat Black Standard/adamsrite

cS256708 Mc118 Se 10B St/ar ka2 6-pin 1-1/8" ScHL-e US10B Standard/adamsrite

cS256709 Mc118 Se 26D St/ar ka2 6-pin 1-1/8" ScHL-e US26D Standard/adamsrite

cS256712 Mc118 SX 10B St/ar ka2 6-pin 1-1/8" ScHL-composite US10B Standard/adamsrite

cS256716 Mc118 SX 26D St/ar ka2 6-pin 1-1/8" ScHL-composite US26D Standard/adamsrite

cS256711 Mc118 SX 3 St/ar ka2 6-pin 1-1/8" ScHL-composite US3 Standard/adamsrite

cS256717 Mc118 Wa 26D St/ar ka2 6-pin 1-1/8" Weiser US26D Standard/adamsrite

cS256720 Mc118 Ya 26D St/ar ka2 6-pin 1-1/8" Yale 8 US26D Standard/adamsrite

cS256719 Mc118 Ya 3 St/ar ka2 6-pin 1-1/8" Yale 8 US3 Standard/adamsrite

cS133221 Mc118 YGa 26D St/ar 0B 6-Pin 1-1/8" Yale Ga US26D Standard/adamsrite

cS256740 Mc114 Sc 10B St ka2 6-pin 1-1/4" ScHL-c   US10B Standard 

cS256742 Mc114 Sc 26D St ka2 6-pin 1-1/4" ScHL-c   US26D Standard 

cS256738 Mc114 Sc 3 St ka2 6-pin 1-1/4" ScHL-c   US3 Standard 

cS256746 Mc114 SX 10B St ka2 6-pin 1-1/4" ScHL-composite US10B Standard 

cS256750 Mc114 SX 26D St ka2 6-pin 1-1/4" ScHL-composite US26D Standard 

cS256744 Mc114 SX 3 St ka2 6-pin 1-1/4" ScHL-composite US3 Standard 
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Cylinders, Cores, Housings & Keys

KLC, Rim, Dummy & T-Turn Cylinders

Dummy Cylinders

Rim Cylinders

Key-in-Lever / Knob Cylinders 

Thumb Turns

anX# Part# Length type Finish
cS256610 Mc100Dc 10B 1" Mortise US10B
cS256611 Mc100Dc 26D 1" Mortise US26D
cS256609 Mc100Dc 3 1" Mortise US3
cS256613 Mc118Dc 10B 1-1/8" Mortise US10B
cS256614 Mc118Dc 26D 1-1/8" Mortise US26D
cS256612 Mc118Dc 3 1-1/8" Mortise US3
cS287326 rcDc 26D rim US26D

anX# Part# Length keyway Finish
cS256763 rc6 aa 26D ka2 6-pin arrow US26D
cS256768 rc6 aa 26D kD 6-pin arrow US26D
cS256758 rc6 aa 3 ka2 6-pin arrow US3
cS256769 rc6 Ga 26D kD 6-pin Sargent La US26D
cS256778 rc6 kS 10B kD 6-pin kwikset US10B
cS256779 rc6 kS 26D ka2 6-pin kwikset US26D
cS256781 rc6 kS 26D kD 6-pin kwikset US26D
cS256771 rc6 kS 3 ka2 6-pin kwikset US3
cS256774 rc6 kS 3 kD 6-pin kwikset US3
cS256784 rc6 rB 26D ka2 6-pin russwin D1 US26D
cS256790 rc6 Sc 10B ka2 6-pin ScHL-c US10B
cS256792 rc6 Sc 10B kD 6-pin ScHL-c US10B
cS132040 rc6 Sc 26D ka 24683 6-Pin ScHL-c US26D
cS256793 rc6 Sc 26D ka2 6-pin ScHL-c US26D
cS256794 rc6 Sc 26D kD 6-pin ScHL-c US26D
cS133844 rc6 Sc 26D anPr ka2 6-Pin ScHL-c - Bump resistant US26D
cS256788 rc6 Sc 3 ka2 6-pin ScHL-c US3
cS256789 rc6 Sc 3 kD 6-pin ScHL-c US3
cS380906 rc6 Sc 622 ka2 6-Pin ScHL-c Flat Black
cS124649 rc6e Sc123 26D 0B 6-pin ScHL-c123 US26D
cS380942 rc6e Sc123 622 0B 6-Pin ScHL-c123 Flat Black
cS256796 rc6 Se 26D ka2 6-pin ScHL-e US26D
cS256799 rc6 SX 26D ka2 6-pin ScHL-composite US26D
cS256800 rc6 SX 26D kD 6-pin ScHL-composite US26D
cS256797 rc6 SX 3 kD 6-pin ScHL-composite US3
cS256803 rc6 Wa 26D ka2 6-pin Weiser US26D
cS256807 rc6 Ya 10B kD 6-pin Yale 8 US10B
cS256808 rc6 Ya 26D ka2 6-pin Yale 8 US26D
cS256810 rc6 Ya 26D kD 6-pin Yale 8 US26D
cS256804 rc6 Ya 3 ka2 6-pin Yale 8 US3
cS133228 rc6 YGa 26D 0B 6-Pin Yale Ga US26D

anX# Part# Length keyway Finish
cS256570 kLc1599 aa 26D kD 6-pin arrow US26D
cS256571 kLc1599 aa 26D oB 6-pin arrow US26D
cS256568 kLc1599 aa 4 oB 6-pin arrow US4
cS256574 kLc1599 ca 26D kD 6-pin corbin 60 US26D
cS256576 kLc1599 ca 26D oB 6-pin corbin 60 US26D
cS256573 kLc1599 ca 4 oB 6-pin corbin 60 US4
cS256578 kLc1599 Ga 26D kD 6-pin Sargent La US26D
cS483431 kLc1599 Ga 26D oB 6-pin Sargent La US26D
cS256580 kLc1599 kS 26D kD 6-pin kwikset US26D
cS256581 kLc1599 kS 26D oB 6-pin kwikset US26D
cS256579 kLc1599 kS 4 oB 6-pin kwikset US4
cS256583 kLc1599 rB 26D kD 6-pin russwin D1 US26D
cS256584 kLc1599 rB 26D oB 6-pin russwin D1 US26D
cS256582 kLc1599 rB 4 oB 6-pin russwin D1 US4
cS437330 kLc1599 Sc 26D aBPr 6-pin ScHL-c - Bump resistant US26D
cS132041 kLc1599 Sc 26D ka 24683 6-Pin ScHL-c US26D
cS256586 kLc1599 Sc 26D kD 6-pin ScHL-c   US26D
cS256588 kLc1599 Sc 26D oB 6-pin ScHL-c   US26D
cS256585 kLc1599 Sc 4 oB 6-pin ScHL-c   US4
cS377012 kLc1599 Sc 622 oB 6-Pin ScHL-c Flat Black
cS124645 kLc1599e Sc123 26D 0B 6-pin ScHL-c123 US26D
cS377107 kLc1599e Sc123 622 0B 6-Pin ScHL-c123 Flat Black
cS256592 kLc1599 Se 26D kD 6-pin ScHL-e US26D
cS256595 kLc1599 Se 26D oB 6-pin ScHL-e US26D
cS256590 kLc1599 Se 4 oB 6-pin ScHL-e US4
cS256597 kLc1599 SX 26D kD 6-pin ScHL-composite US26D
cS256598 kLc1599 SX 26D oB 6-pin ScHL-composite US26D
cS256596 kLc1599 SX 4 oB 6-pin ScHL-composite US4
cS256601 kLc1599 Wa 26D kD 6-pin Weiser US26D
cS256602 kLc1599 Wa 26D oB 6-pin Weiser US26D
cS256600 kLc1599 Wa 4 oB 6-pin Weiser US4
cS256605 kLc1599 Ya 26D kD 6-pin Yale 8 US26D
cS256606 kLc1599 Ya 26D oB 6-pin Yale 8 US26D
cS256604 kLc1599 Ya 4 oB 6-pin Yale 8 US4
cS133230 kLc1599 YGa 26D 0B 6-Pin Yale Ga US26D

anX# Part# Length type Finish cam
cS256816 Mc100tt 10B ar 1" Mortise US10B adamsrite
cS256817 Mc100tt 26D ar 1" Mortise US26D adamsrite
cS256815 Mc100tt 3 ar 1" Mortise US3 adamsrite
cS256819 Mc118tt 10B St/ar 1-1/8" Mortise US10B Standard/adamsrite
cS256821 Mc118tt 26D St/ar 1-1/8" Mortise US26D Standard/adamsrite
cS256818 Mc118tt 3 St/ar 1-1/8" Mortise US3 Standard/adamsrite
cS256824 Mc114tt 26D St 1-1/4" Mortise US26D Standard 
cS256823 Mc114tt 3 St 1-1/4" Mortise US3 Standard 

Dummy cylindersthumb turns

rim cylinder kLc cylinder
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SFIC Cores
SFIC Cores 6-Pin - Uncombinated SFIC Cores 7-Pin - Uncombinated

anX# Part# keyway Finish
cS275719 Ic6B a 26D a US26D 

cS275718 Ic6B a 4 a US4*

cS376012 Ic6B a 622 a Flat Black

cS376112 Ic6B a Green a Green

cS275723 Ic6B B 26D B US26D 

cS275721 Ic6B B 4 B US4*

cS275726 Ic6B c 26D c US26D 

cS275725 Ic6B c 4 c US4*

cS275734 Ic6B D 26D D US26D 

cS275731 Ic6B D 4 D US4*

cS275747 Ic6B e 26D e US26D 

cS275745 Ic6B e 4 e US4*

cS275749 Ic6B F 26D F US26D 

cS275748 Ic6B F 4 F US4*

cS275754 Ic6B G 26D G US26D 

cS275753 Ic6B G 4 G US4*

cS275757 Ic6B H 26D H US26D 

cS275755 Ic6B H 4 H US4*

cS275759 Ic6B J 26D J US26D 

cS275758 Ic6B J 4 J US4*

cS275766 Ic6B k 26D k US26D 

cS275763 Ic6B k 4 k US4*

cS275771 Ic6B L 26D L US26D 

cS275769 Ic6B L 4 L US4* 

cS275775 Ic6B M 26D M US26D 

cS275773 Ic6B M 4 M US4* 

cS275777 Ic6B Q 26D Q US26D 

cS275776 Ic6B Q 4 Q US4* 

*Special Order Only - Min. 100 pcs

US4 FINISH SPECIAL ORDER ONLY MIN. 100 PCS.

anX# Part# keyway Finish
cS275778 Ic7B a 26D a US26D 

cS377002 Ic7B a 622 a Flat Black

cS275779 Ic7B B 26D B US26D 

cS275780 Ic7B c 26D c US26D 

cS275781 Ic7B D 26D D US26D 

cS275783 Ic7B e 26D e US26D 

cS275784 Ic7B F 26D F US26D 

cS275785 Ic7B G 26D G US26D 

cS275786 Ic7B H 26D H US26D 

cS275787 Ic7B J 26D J US26D 

cS275788 Ic7B k 26D k US26D 

cS275789 Ic7B L 26D L US26D 

cS275790 Ic7B M 26D M US26D 

cS275791 Ic7B Q 26D Q US26D 

cS137230 Ic7B r 26D r US26D

SFIC Cores 6-Pin - Keyed

SFIC Cores 6-Pin - Keyed - Cut Key

anX# Part# keyway Finish keying
cS477208 Ic6B G 26D ka G US26D keyed alike

cS477209 Ic6B G 26D kD G US26D keyed Different

cS106628 Ic6B M 26D ka M US26D keyed alike

cS106630 Ic6B M 26D kD M US26D keyed Different

cS120954 Ic6B J 26D MkD kD J US26D Master keyed

anX# Part# keyway Description
cS477968 1a1G1 434750 controL G G keyway - ka cores 

cS477967 1a1G1 452510 controL G G keyway - kD cores 

cS106632 1a1M1 569476 controL M M keyway - ka cores 

cS106634 1a1M1 439639 controL M M keyway - kD cores 

cS120955 1a1J1 684941  controL J J keyway - MkD cores 

cS120956 1a1J1 395016 MaSter J J keyway - MkD cores 
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Housings
Mortise Housings - SFIC

anX# Part# Length Pin Finish cam
cS256547 Mc-Ic6-ar 10B 1-1/4" 6-pin US10B adamsrite

cS256548 Mc-Ic6-ar 26D 1-1/4" 6-pin US26D adamsrite

cS256549 Mc-Ic6-cL 26D 1-1/4" 6-pin US26D cloverleaf

cS465477 Mc-Ic6-SL 10B 1-1/4" 6-pin US10B Schlage

cS465474 Mc-Ic6-SL 26D 1-1/4" 6-pin US26D Schlage

cS256550 Mc-Ic6-St 26D 1-1/4" 6-pin US26D Standard

cS256551 Mc-Ic7-ar 10B 1-3/8" 7-pin US10B adamsrite

cS256552 Mc-Ic7-ar 26D 1-3/8" 7-pin US26D adamsrite

cS380784 Mc-Ic7-ar 622 1-3/8” 7-Pin Flat Black adamsrite

cS256553 Mc-Ic7-cL 26D 1-3/8" 7-pin US26D cloverleaf

cS256554 Mc-Ic7-Sa 26D 1-3/8" 7-pin US26D Sargent  

cS463694 Mc-Ic7-SL 10B 1-3/8" 7-pin US10B Schlage

cS256555 Mc-Ic7-SL 26D 1-3/8" 7-pin US26D Schlage

cS463692 Mc-Ic7-SL 3 1-3/8" 7-pin US26D Schlage

cS256556 Mc-Ic7-St 10B 1-3/8" 7-pin US10B Standard

cS256557 Mc-Ic7-St 26D 1-3/8" 7-pin US26D Standard

cS463696 Mc-Ic7-St 3 1-3/8" 7-pin US3 Standard

cS256558 Mct-Ic6-ar 26D 3/4" 6-pin tapered 
- US26D

adamsrite

cS256559 Mct-Ic7-ar 10B 3/4” 7-pin tapered 
- US10B

adamsrite

cS256560 Mct-Ic7-ar 26D 3/4" 7-pin tapered 
- US26D

adamsrite

cS404026  Mct-Ic7-ar 622 3/4” 7-Pin tapered-
Flat Black

adamsrite

Rim Housings - SFIC

anX# Part# Pin Finish
cS120147 rc-Ic6-10B 6-pin US10B

cS256561 rc-Ic6 26D 6-pin US26D

cS256563 rc-Ic7 10B 7-pin US10B

cS256564 rc-Ic7 26D 7-pin US26D

cS256562 rc-Ic7 3 7-pin US3

cS381050 rc-Ic7 622 7-Pin Flat Black

cS435390 rc-Ic7-LZ 26D (Lazy Motion) 7-pin US26D
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Large Format Interchangeable Cores (LFIC)
Mortise Housings - SCHL-LFIC

LFIC Cores - 6-Pin - Keyed

Rim Housings - SCHL-LFIC

anX# Part# Length Finish cam
cS105711 Mc-LF-St/SL 10B 1-1/2" US10B Standard/Schlage

cS105716 Mc-LF-St/SL 26D 1-1/2" US26D Standard/Schlage

cS105709 Mc-LF-St/SL 3 1-1/2" US3 Standard/Schlage

anX# Part# keyway Finish keying
cS115219 Ic6S Sc 26D ka W/c ScHL-c  US26D keyed alike

cS115221 Ic6S Sc 26D kD W/c ScHL-c  US26D keyed Different

anX# Part# Finish
cS105755 rc-LF 10B US10B

cS105756 rc-LF 26D US26D

cS105752 rc-LF 3 US3

SCHL-LFIC Cores - 6-Pin

anX# Part# Finish keyway
cS105681 Ic6S Sc 26D 0-BIt  US26D ScHL-c

cS133832 Ic6S Sc 26D 1-BIt US26D ScHL-c

cS105680 Ic6S Sc 4 0-BIt US4 ScHL-c

cS133831 Ic6S Sc 4 1-BIt US26D ScHL-c

cS376120 Ic6S Sc 622 0-BIt  Flat Black ScHL-c

cS105686 Ic6S Sc123 26D 0-BIt US26D ScHL-c123

cS377001 Ic6S Sc123 622 0-BIt Flat Black ScHL-c123

cS114006 Ic6S Sc145 26D 0-BIt US26D ScHL-c145

cS105687 Ic6S Se 26D 0-BIt US26D ScHL-e

cS124430 Ic6S SX 26D 0-BIt US26D ScHL-composite

cS121259 kB Sc1 cntL Br control key 
Blank 

ScHL-c

cS133410 kB Sc123 cntL Br control key 
Blank

ScHL-c123

Mc-LF-St/SL 26D

rc-LF 26D

Ic6S
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Cylinder Parts

Cams

Collars

Misc. Cylinder Parts

anX# Part# cylinder type cam type
cS269981 cL caM Standard cylinder cloverleaf

cS269979 ar caM Standard cylinder adamsrite

cS269984 Sa caM Standard cylinder Sargent

cS269988 SL caM Standard cylinder Schlage

cS269990 St caM Standard cylinder Standard

cS131843 eD90-caM Standard cylinder eD90 caM

cS105762 cL-LF caM ScHL-LFIc cylinder cloverleaf

cS105757 ar-LF caM ScHL-LFIc cylinder adamsrite

cS105768 Sa-LF caM ScHL-LFIc cylinder Sargent

cS105769 SL-LF caM ScHL-LFIc cylinder Schlage

cS105770 St-LF caM ScHL-LFIc cylinder Standard

cS131846 eD90-LF caM ScHL-LFIc cylinder eD90 caM

cS269982 cL-Ic caM SFIc cylinder cloverleaf

cS269980 ar-Ic caM SFIc cylinder adamsrite

cS269986 Sa-Ic caM SFIc cylinder Sargent

cS269989 SL-Ic caM SFIc cylinder Schlage

cS269992 St-Ic caM SFIc cylinder Standard

cS131844 eD90-Ic caM SFIc cylinder eD90 caM

cS124638 cL-e caM ScHL-e type cylinder cloverleaf

cS124637 ar-e caM ScHL-e type cylinder adamsrite

cS124640 Sa-e caM ScHL-e type cylinder Sargent

cS124641 SL-e caM ScHL-e type cylinder Schlage

cS124643 St-e caM ScHL-e type cylinder Standard

cS131847 eD90-e caM ScHL-e type cylinder eD90 caM

anX# Part# Size Finish
cS270420 cr-1 10B 5/32" US10B

cS270421 cr-1 26D 5/32" US26D

cS270417 cr-1 3 5/32" US3

cS270423 cr-2 10B 1/8" US10B

cS270424 cr-2 26D 1/8" US26D

cS270422 cr-2 3 1/8" US3

cS270427 cr-3 10B 1/4" adjustable US10B

cS270429 cr-3 26D 1/4" adjustable US26D

cS270425 cr-3 3 1/4" adjustable US3

cS138682 cr-3 622 1/4" adjustable Flat Black

anX# Part# Description
cS127058 kLc-1599-cap Pin-100 kLc cylinder cap Pin - 100 Pk. 

cS127059 kLc-1599-cap Spring-100 kLc cylinder cap Spring- 100 Pk. 

cS127060 Mc-cam Screws-100 Mort. cyl. cam Screws- 100 Pk. 

cS127061 rc-Back Plate rim cyl Back Plate 

cS127062 rc-Mounting Screws-2 rim cyl. Mounting Screws- 2 Pk. 

cS471691 rctP rim cyl. tailpiece 

cS106542 rctP-Ic  SFIc rim cyl. tailpiece 

cS321778 Ic-SP1 6 to 7 Pin SFIc Spacer 

cS147923 Mc-LF cam Screws LF cam Screws - 50 Pack

cS137598 rc-LF tP LFIc rim cyl tailpiece

cS127826 rctP-old-Style F/rim cylinder
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Key Blanks

Neuter Bow DND Key Blank

anX# Part# keyway Length
cS459471 kB co87 DnD Br corbin 1Z-60 5-Pin

cS459472 kB co88 DnD Br corbin 1Z-60 6-Pin

cS459474 kB kW1 DnD Br kwikset 5-Pin

cS106544 kB kW10 DnD Br kwikset 6-Pin

cS459475 kB rU45 DnD Br russwin D1 5-Pin

cS459476 kB rU46 DnD Br russwin D1 6-Pin

cS459473 kB S22 DnD Br Sargent La 6-Pin

cS459477 kB Sc1 DnD Br Schlage c 5-Pin

cS459478 kB Sc4 DnD Br Schlage c 6-Pin

cS459479 kB Sc9 DnD Br Schlage e 6-Pin

cS459480 kB Wr5 DnD Br Weiser 5-Pin

cS459481 kB Y1 DnD Br Yale 8 5-Pin

Standard Bow Key Blanks

anX# Part# keyway Length
cS121259 kB Sc1 cntL Br ScHL-c 

LFIc control
6-Pin

cS133409 kB Sc123 Br ScHL-c123 6-Pin

cS133410 kB Sc123 cntL Br ScHL-c123  
LFIc control 

6-Pin

Standard Bow SFIC Key Blanks - Duplication Prohibited

anX# Part# keyway Length
cS301117 1a1a1-nS GL a 6/7-Pin

cS301158 1a1B1-nS GL B 6/7-Pin

cS301165 1a1c1-nS GL c 6/7-Pin

cS301213 1a1D1-nS GL D 6/7-Pin

cS301287 1a1e1-nS GL e 6/7-Pin

cS301301 1a1F1-nS GL F 6/7-Pin

cS301392 1a1G1-nS GL G 6/7-Pin

cS301409 1a1H1-nS GL H 6/7-Pin

cS301480 1a1J1-nS GL J 6/7-Pin

cS301503 1a1k1-nS GL k 6/7-Pin

cS301504 1a1L1-nS GL L 6/7-Pin

cS301552 1a1M1-nS GL M 6/7-Pin

cS301601 1a1Q1-nS GL Q 6/7-Pin

Padlock Keyblank

anX# Part# GL Padlock Series
cS513975 kB aM3 S Br PL456S, PL635S 

cS513976 kB aM4 S Br PL730 

cS511031 kB200 nP PL200B  

cS511032 kB300/400 nP PL300B & PL400B 

cS511033 kB700 nP PL700SS, PL40LP, PL44LP 

cS121242 kB-PL201 PL201 

cS121243 kB-PL301 PL301 

cS121244 kB-PL401 PL401 

cS121250 kB-PL41-43 PL41LP, PL43LP 

cS121249 kB-PL701 PL701SS 

Safe Keyblank

anX# Part# GL Padlock Series
cS126824 kB-MJWa-WtS-01 SDFB / SDFc Inner 

compartment 

 � Door cylinder key Blanks 
• Brass - neuter Bow Do not Duplicate 
• nickel Silver - Standard Bow SFIc key Blanks 
• Manufactured to oeM Specifications 
• all Popular keyways 
• Sold in Box Quantity

 � Padlock key Blanks 
• Fits General Lock Padlocks

 � Safe key Blanks 
• Fits General Lock SDFB & SDFc 
 Inner compartments
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custom

Build your Brand and Generate 
Repeat Business with Custom 
Coined Keys.
•  Keys are coined – Raised Letters

•  Minimum order quantity - 3,000

•  Minimum line quantity - 3,000

•  Tooling cost per side: $330 for simple design, 
or $500 for complex designs. 

•  Tooling fee waived if order is 3000 keys or more 

•  5-pin and 6-pin Neuter Bow 

•  Lead time 16 – 18 weeks on the first order

Call your local Wesco Security Branch to place your order today 
1 (844) 522-5275.

5-Pin
AR1
CO87
KW1
RU45
SC1
WR5
Y1

6-Pin
AR4
CO88
KW10
RU46
S22
SC4
SC9

Available Keyways

Custom Coined Keys 
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Builder’s Hardware
Builder’s hardware specifically used 
to increase security and to protect 
the finish on metal or wood interior 
and exterior doors.

Builder’s Hardware

 � Filler Plates

 � Hole Filler & Scar 
Plates

 � Hinges

 � Push, Pulls, & 
kick Plates

 � Wrap arounds
Pull Plate 
BH-7010

Push 
Plate 
BH-71

kick Plate 
BH-10x34

BH-ar-335

BH-BF-178 BH-PDF-161

BH-BF-135

BH-BF-161

BH-aF-260 BH-aF-261 BH-BtS-160 
t-strike with 160 

cut out

BH-FS-260 
anSI strike cut out

BH-FF-45 
Frame hinge 

cut out
Filler Plate kit 
BH-FPk-86

Filler Plate kit 
BH-FPk-161

Scar Plate 
BH-SP-135

Scar Plate 
BH-DSP-135

BH-HS-060 
16 (.060) Gauge 

hinge shim

BH-eF-86 
86 cut out

BH-cV-86 
converts 86 

cut out to 161

BH-eF-160 
160 cut out 
BH-eF-161 
161 cut out 

BH-HF-45 
BH-SHF-45 
Door hinge 

cut out

BH-eF-634 
Flush bolt 

cut out BH-1-PB-cW 
BH-1-S-cW

BH-2-PB-cW 
BH-2-S-cW

BH-3-PB-cW BH-4-PB-cW 
BH-4-S-cW

BH-12-2-S-cWBH-4-S-2-cW BH-14-S-cW BH-14-2-S-cW BH-20-S-cW BH-40-S-cW

BH-51-PB-cW 
BH-61-PB-cW 
BH-81-PB-cW 
BH-81-S-cWBH-80-S-cW BH-504-S-cWBH-15-S-cW BH-27-S-cW
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Builder’s Hardware

Builder’s Hardware
Filler Plates

anX# Part# type Size Finish
cS422257 BH-aF-260-SL electric Strike Filler - Blank 4-7/8"x1-1/4" Painted Silver

cS422258 BH-aF-261-SL electric Strike Filler - Strike 4-7/8"x1-1/4" Painted Silver

cS422272 BH-BtS-160-Pc t-Strike 2-3/4" x 1-1/8" Prime coated

cS422281 BH-cV-86 Mortise to cylindrical 8" x 1-1/4" Prime coated

cS422284 BH-eF-160 Latch/Bolt 2-1/4" x 1" Prime coated

cS422285 BH-eF-161 Latch/Bolt 2-1/4" x 1-1/8" Prime coated

cS422286 BH-eF-161-S Latch/Bolt 2-3/4" x 1-1/8" Prime coated

cS163667 BH-eF-161-630 Latch/Bolt 2-1/4" x 1-1/8" US32D

cS422287 BH-eF-634 Flush Bolt 6-3/4" x 1" Prime coated

cS422288 BH-eF-86 Mortise 86 8" x 1-1/4" x 3/16" Prime coated

cS422292 BH-FF-45 Frame Hinge 4-1/2" x 1-5/8" Prime coated

cS422293 BH-FPk-161 cylindrical Filler Plate kit Prime coated

cS422294 BH-FPk-86 Mortise Filler Plate kit Prime coated

cS422295 BH-FS-260-Pc aSa Strike 4-7/8"x1-1/4" Prime coated

cS422296 BH-HF-45 Hinge 4-1/2" x 1-3/4" Prime coated

cS422297 BH-HS-060 16 Ga. Hinge Shim 4-1/2" Prime coated

cS422298 BH-HS-090 13 Ga. Hinge Shim 4-1/2" Prime coated

cS422341 BH-SHF-45 Hinge 4-1/2" x 1-1/2" Prime coated

Hole Filler Plates

anX# Part# type Size Finish
cS422261 BH-ar-335-613 Lever Spacer F/ 1-3/8" Door 3-1/2" Dia Dark Bronze

cS422262 BH-ar-335-630 Lever Spacer F/ 1-3/8" Door 3-1/2" Dia Stainless Steel

cS422263 BH-BF-135-Pc round Hole cover 3-3/4" Dia. Hole Prime coated

cS422264 BH-BF-161-BP round Hole cover - 2-5/8" 2-1/8" Dia. Hole Brass Plated

cS422265 BH-BF-161-Pc round Hole cover - 2-5/8" 2-1/8" Dia. Hole Prime coated

cS422266 BH-BF-161-SL round Hole cover - 2-5/8" 2-1/8" Dia. Hole Painted Silver

cS422267 BH-BF-178-Pc round Hole cover - 1-7/8" 1-1/2" Dia. Hole Prime coated

cS422268 BH-BF-178-SL round Hole cover - 1-7/8" 1-1/2" Dia. Hole Painted Silver

cS422322 BH-PDF-161-Pc Under rim Device cover 2-1/8" Dia. Hole Prime coated

cS163782 D105Hc/Bc 626 Hole cover/Latch cover Set 2-1/8" Dia. Hole US26D

Scar Plate

anX# Part# type Size Finish
cS422282 BH-DSP-135-605 Dead Bolt 2-3/8" to 2-3/4" B.S. Bright Brass

cS422283 BH-DSP-135-630 Dead Bolt 2-3/8" to 2-3/4" B.S. Stainless Steel

cS422344 BH-SP-135-605 knobset 2-3/8" to 2-3/4" B.S. Bright Brass

cS422345 BH-SP-135-609 knobset 2-3/8" to 2-3/4" B.S. antique Brass

cS422346 BH-SP-135-630 knobset 2-3/8" to 2-3/4" B.S. Stainless Steel

Hinges

anX# Part# type Size Finish
cS115206 BH-BB4545 652 626 aWS/WMS removable Pin 4-1/2" x 4-1/2" US26D

cS115207 BH-BB4545nrP 652 626 aWS/WMS non-removable Pin 4-1/2" x 4-1/2" US26D

cS370605 BH-BB4545nrP 652 622 aWS/WMS non-removable Pin 4-1/2"x4-1/2" Flat Black

BH-aF-261

BH-BF-135

BH-BB4545nrP 
652 626 aWS/WMS

Scar Plate 
BH-SP-135

BH-eF-161
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Builder’s Hardware

Push, Pull & Kick Plates

Wrap Arounds

Card Reader Adapter Plates

anX# Part# type Size Finish
cS422256 BH-8X34-630 kick Plate 8"x34" Stainless Steel

cS121931 BH 10X30-630 kick Plate 10"x30" Stainless Steel

cS422226 BH-10X34-630 kick Plate 10"x34" Stainless Steel

cS422323 BH-7010-605 Pull Plate 3.5"x15" Bright Brass

cS422324 BH-7010-613 Pull Plate 3.5"x15" Dark Bronze

cS422247 BH-7010-628 Pull Plate 3.5"x15" aluminum

cS422325 BH-7010-630 Pull Plate 3.5"x15" Stainless Steel

cS422249 BH-7110-630 Pull Plate 4"x16" Stainless Steel

cS370136 BH-7114-622 Pull Plate 4"x16" Flat Black

cS422250 BH-7116-630 Pull Plate 4"x16" Stainless Steel

cS422329 BH-70-605 Push Plate 3.5"x15" Bright Brass

cS422331 BH-70-613 Push Plate 3.5"x15" Dark Bronze

cS422248 BH-70-628 Push Plate 3.5"x15" aluminum

cS422332 BH-70-630 Push Plate 3.5"x15" Stainless Steel

cS422251 BH-71-628 Push Plate 4"x16" aluminum

cS422252 BH-71-630 Push Plate 4"x16" Stainless Steel

cS370236 BH-71-622 Push Plate 4"x16" Flat Black

cS131176 FP-1 630 Foot Pull US32D

anX# Part# type Door Backset Size Finish
cS422232 BH-1-PB-cW knobset 1-3/8" 2-3/8" 4" x 9" Bright Brass

cS422233 BH-1-S-cW knobset 1-3/8" 2-3/8" 4" x 9" Stainless Steel

cS422236 BH-2-PB-cW knobset 1-3/4" 2-3/8" 4" x 9" Bright Brass

cS422237 BH-2-S-cW knobset 1-3/4" 2-3/8" 4" x 9" Stainless Steel

cS422239 BH-3-PB-cW knobset 1-3/8" 2-3/4" 4-1/4" x 9" Bright Brass

cS422241 BH-4-PB-cW knobset 1-3/4" 2-3/4" 4-1/4" x 9" Bright Brass

cS422242 BH-4-S-2-cW Leverset 1-3/4" 2-3/4" 4-3/4" x 9" Stainless Steel

cS422243 BH-4-S-cW knobset 1-3/4" 2-3/4" 4-1/4" x 9" Stainless Steel

cS422227 BH-12-2-S-cW Leverset   1-3/4" 2-3/4" 4-3/4" x 12" Stainless Steel

cS422228 BH-14-2-S-cW Leverset   1-3/4" 2-3/4" 5" x 14" Stainless Steel

cS422230 BH-14-S-cW knobset 1-3/4" 2-3/4" 5" x 14" Stainless Steel

cS422231 BH-15-S-cW Simplex 1000 1-3/4" 2-3/4" 5" x 15" Stainless Steel

cS422234 BH-20-S-cW knobset 1-3/4" 2-3/4" 5" x 20" Stainless Steel

cS422235 BH-27-S-cW alarmlock 1-3/4" 2-3/4" 5" x 15" Stainless Steel

cS422240 BH-40-S-cW Blank 1-3/4" Blank 4-1/4" x 9" Stainless Steel

cS422244 BH-504-S-cW Mortise 1-3/4" Blank 5" x 12" Stainless Steel

cS422245 BH-51-PB-cW knobset 1-3/8" 2-3/8" 4" x 4-1/2" Bright Brass

cS422246 BH-61-PB-cW knobset 1-3/4" 2-3/8" 4" x 4-1/2" Bright Brass

cS422253 BH-80-S-cW Blank 1-3/4" Blank 4-1/2" x 4-1/2" Stainless Steel

cS422254 BH-81-PB-cW knobset 1-3/4" 2-3/4" 4-1/4" x 4-1/2" Bright Brass

cS422255 BH-81-S-cW knobset 1-3/4" 2-3/4" 4-1/4" x 4-1/2" Stainless Steel

anX# Part# type Door
cS131864 SDGaP-r40-B Double Gang adapter Plate HID rP40

cS180003 SGaP-Ir1-B Single Gang adapter Plate Innerrange

cS131343 SGaP-r10-B Single Gang adapter Plate HID rP10

cS131344 SGaP-r15-B Single Gang adapter Plate HID rP15

cS131865 SGaP-rS20-B Single Gang adapter Plate HID SIGno20

cS138111 SGaP-rS4020-B Single Gang adapter Plate HID SIGno20/40

Builder’s Hardware

Pull Plate 
BH-7010

BH-2-PB-cW 
BH-2-S-cW

Foot Pull
FP-1 630

SGaP-rS4020-B
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SPECIFICATIONS:
certifications anSI a156.3 Grade 1, UL Listed Panic 

Device, UL Listed 3-hour Fire Device
Sizes 36” and 48”
Handing non-handed
Strike Panic rim Device Furnished with 

roller Strike
cylinder cylinder Sold Separately
trim trim Sold Separately
Materials Steel or Stainless Steel (all Springs 

Stainless Steel)
Mounting Hardware Machine Screws, Sex nuts and Bolts

Standard Duty 
Exit Devices

For use on a single door or 
double doors with or without 
mullion. For 1-3/4” (44 mm) 
thick standard RHR or LHR 
hollow metal doors and 
wood doors. All devices and 
accessories are to be used 
on a 1-3/4” standard door.

 � Meets anSI a156.3 Grade 1 
Standards

 � non-handed

 � trim sold separately

ED2300 Series
exit Devices

eD2300V

eD2300r

ED2300 Series
ED2300 Series Exit Device

anX# Part# type Size Finish
cS375012 eD2300r-P 622 36" rim 36" Flat Black

cS380439 eD2300r-P 689 36" rim 36" aluminum  

cS380442 eD2300r-P 689 48" rim 48" aluminum  

cS380444 eD2300r-P 695 36" rim 36" Dark Bronze

cS410995 eD2300r-P 695 48" rim 48" Dark Bronze

cS106521 eD2300r-P 630 36 rim 36" Stainless Steel

cS380429 eD2300r-F 689 36" rim - Fire rated 36" aluminum  

cS380433 eD2300r-F 695 36" rim - Fire rated 36" Dark Bronze

cS380475 eD2300V-P 689 36" Surface Vertical rod 36" x 84" aluminum  

cS380476 eD2300V-P 695 36" Surface Vertical rod 36" x 84" Dark Bronze

cS380472 eD2300V-F 689 36 Surface Vertical rod - Fire rated 36" x 84" aluminum  

36” PANIC RATED EXIT DEVICE CAN BE CUT DOWN TO 25.5”. 

36” FIRE RATED EXIT DEVICE CAN BE CUT DOWN TO 23.5”. 

48” PANIC RATED EXIT DEVICE CAN BE CUT DOWN TO 30.5”. 

48” FIRE RATED EXIT DEVICE CAN BE CUT DOWN TO 28.5”.
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ED2300 Series Trims & Parts
exit Devices

ED2300 Series Trims

anX# Part# type Finish
cS480213 eD23t-kIk-cLS 630 key-In-knob - classroom - c-kwy US32D
cS480214 eD23t-kIk-nL-630 key-In-knob - Storeroom - c-kwy US32D
cS380481 eD23t-kIL-cLS 626 key-In-Lever - classroom - c-kwy US26D
cS375107 eD23t-kIL-cLS 622 key-in-Lever - classroom c-kwy Flat Black
cS101056 eD23t-kIL-cLS 626 Ic  key-in-Lever - classroom - SFIc US26D
cS402392 eD23t-kIL-cLS 695 key-In-Lever - classroom - c-kwy Dark Bronze
cS450557 eD23t-kIL-nL 626 key-In-Lever - Storeroom - c-kwy US26D
cS375112 eD23t-kIL-nL 622 key-in-Lever - Storeroom c-kwy Flat Black
cS101057 eD23t-kIL-nL 626 Ic key-In-Lever - Storeroom - SFIc US26D
cS450558 eD23t-kIL-nL 695 key-In-Lever - Storeroom - c-kwy Dark Bronze
cS125521 eD23t-kIL-PaSSaGe-626 key-In-Lever - PaSSaGe US26D
cS448442 eD23t-Let-cLS 626 escutcheon/Lever - classroom  US26D
cS448443 eD23t-Let-cLS 695 escutcheon/Lever - classroom  Dark Bronze
cS375120 eD23t-Let-cLS 622 escutcheon Lever - classroom c-kwy Flat Black
cS449351 eD23t-Let-nL 626 escutcheon/Lever - Storeroom US26D
cS449352 eD23t-Let-nL 695 escutcheon/Lever - Storeroom Dark Bronze
cS375130 eD23t-Let-nL 622 escutcheon Lever - Storeroom c-kwy Flat Black
cS125522 eD23t-Let-PaSSaGe-626 escutcheon/Lever - PaSSaGe US26D
cS480203 eD23t-FP01-nL 689 Finger Pull aluminum
cS480207 eD23t-FP01-nL 695 Finger Pull Dark Bronze
cS380483 eD23t-P01 689 Pull Plate - Blank aluminum
cS380484 eD23t-P01 695 Pull Plate - Blank Dark Bronze
cS380486 eD23t-P01-nL 689 Pull Plate - cylinder Hole aluminum
cS380487 eD23t-P01-nL 695 Pull Plate - cylinder Hole Dark Bronze
cS480215 eD23t-Pet-nL-630 escutcheon/Pull - cyl. Hole US32D
cS505977 eD23t-Pet-nL-695 escutcheon/Pull - cyl. Hole Dark Bronze
cS480217 eD23t-Pet-tP-630 escutcheon/thumb Piece  - classroom US32D
cS505978 eD23t-Pet-tP-695 escutcheon/thumb Piece  - classroom Dark Bronze

eD23t-kIk-cLS-630

eD23t-Let-630

eD23t-P01 689

eD23t-Pet-tP 630

eD23t-Pet-nL 630

eD23t-kIL-cLS-626

ED2300 Series Parts

anX# Part# type Finish
cS395553 eD S 237 630 Double Door Strike US32D
cS444016 eD232-rP roller Strike & Shim - eD2300r-P US32D
cS444017 eD233-rF roller Strike & Shim - eD2300r-F US32D
cS446241 eD23-toP StrIke top Strike for eD2300V US32D
cS446238 eD23-BottoM StrIke Bottom Strike for eD2300V US32D
cS102465 eD23-DoGGInG keY 3/16” Hex Dogging key
cS102955 eD23-DoGGInG MecH Dogging Mechaism 
cS444019 eD23-ecS 689 end cap Set aluminum  
cS444020 eD23-ecS 695 end cap Set Dark Bronze
cS415269 eD23er-12 689 12" Vertical extension rod aluminum  
cS448072 eD23er-12 695 12" Vertical extension rod Dark Bronze
cS444021 eD23-LBa 689 Bottom Latch assy.  & cover aluminum  
cS444025 eD23-LBa 695 Bottom Latch assy.  & cover Dark Bronze
cS444026 eD23-Lta 689 top Latch assy.  & cover aluminum  
cS444027 eD23-Lta 695 top Latch assy.  & cover Dark Bronze
cS444028 eD23-rBa 689 Bottom rod assy. aluminum  
cS444029 eD23-rBa 695 Bottom rod assy. Dark Bronze
cS444030 eD23-rta78 689 top rod assy. 7' to 8' aluminum  
cS444031 eD23-rta78 695 top rod assy. 7' to 8' Dark Bronze
cS444032 eD23-SnB 689 Sex nuts & Bolts aluminum  
cS444033 eD23-SnB 695 Sex nuts & Bolts Dark Bronze
cS485412 eD23t-crc cyl. retaining cup 
cS217463 eD2300rF-HP 689 Hardware Pack f/ Fire rim Device   aluminum
cS217507 eD2300rF-HP 695 Hardware Pack f/ Fire rim Device   Dark Bronze
cS217531 eD2300r-Hc 689 Head cover f/ eD2300 rim Device Panic & Fire aluminum
cS217731 eD2300r-Hc 695 Head cover f/ eD2300 rim Device Panic & Fire Dark Bronze
cS217212 eD2300rP-HP 689 Hardware Pack f/ Panic rim Device   aluminum
cS217215 eD2300rP-HP 695 Hardware Pack f/ Panic rim Device   Dark Bronze
cS217877 eD2300V-Hc 689 Head cover f/ eD2300 SVr Device Panic & Fire aluminum
cS218644 eD2300V-Hc 695 Head cover f/ eD2300 SVr Device Panic & Fire Dark Bronze
cS217133 eD2300V-HP 689 Hardware Pack f/ Panic SVr Device   aluminum
cS217174 eD2300V-HP 695 Hardware Pack f/ Panic SVr Device   Dark Bronze

eD23-DoGGInG keY

eD23t-crc
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SPECIFICATIONS:
certifications anSI/BHMa a156.3 Grade 1 ~ UL Listed UL305, UL10c

Finish aluminum / Stainless Steel, Flat Black (622)
Size rim - 3ft. - For 28” to 36” doors ~ SVr 36” x 84”
end cap Heavy Duty - Impact resistant Stainless Steel Plated

case cover & Push Pad Stainless Steel
Fasteners Includes Screw Pack with Mounting Hardware
Warranty Lifetime Mechanical / 5 Years Finish

Grade 1 Heavy Duty Exit Device
Heavy duty commercial rim and surface vertical rod  
exit device designed for heavy traffic applications  
on interior or exterior doors.

 � rim Panic, Fire rated rim and Surface Vertical rod Models
 � aDa compliant push release for easy operation (eD9000)
 � Impact resistant stainless steel plated end cap
 � Durable aluminum / Stainless Steel Finish
 � Grade 1 – anSI/BHMa a156.3 ~ UL Listed

ED/EDX9000 Series
exit Devices

eDX9000

 ED/EDX9000 Series Exit Device

anX# Part# type Size Finish
cS131461 eD9000r-P eo 630 36 Heavy Duty rim exit Device - aDa Push Pad 36" US32D

cS320667 eDX9000r-F eo 630 36 Heavy Duty rim exit Device - Fire rated 36" US32D

cS375160 eDX9000r-P eo 622 36 Heavy Duty rim exit Device 36" Flat Black

cS320666 eDX9000r-P eo 630 36 Heavy Duty rim exit Device 36" US32D

cS320668 eDX9000V-P eo 630 36x84 Heavy Duty SVr exit Device 36" x 84" US32D

ED/EDX9000 Series Parts & Trims

anX# Part# type Size
cS218669 eD9000r-DoG aSSY eD/eDX9000 Dogging assembly

cS218693 eD9000r-enD caP kIt 630 eD/eDX9000 end cap & Bracket US32D

cS219373 eD9000r-HeaD aSSY eD/eDX9000 rim Head assembly

cS219377 eD9000r-HeaD coVer 630 eD/eDX9000 rim Head cover US32D

cS218685 eD9000r-roLLer StrIke eD/eDX9000 rim roller Strike

cS210583 eD90-aLk 36 eD/eDX9000 rim/SVr alarm kit aluminum

cS131843 eD90-caM eD9000 Series Mort. cyl cam - regular

cS131847 eD90-e caM eD9000 Series Mort. cyl cam - ScHL-e type cyl

cS131844 eD90-Ic caM eD9000 Series Mort. cyl cam - SFIc

cS131846 eD90-LF caM eD9000 Series Mort. cyl cam - LFIc

cS131473 eD90-SBS-630 eD/eDX9000 Sex Bot Set - 4ea. US32D

cS375207 eD90t-Let-cLS/St 622 eD/eDX9000 Lever esc. trim cLS & Str Flat Black

cS131463 eD90t-Let-cLS/St 626 eD/eDX9000 Lever esc. trim cLS & Str US26D

cS131466 eD90t-Pet-nL 630 eD/eDX9000 nL trim cLS & Str US32D

cS131875 eD90t-SF/LF coLLar 626 eD/eDX9000 SFIc cylinder collar  US26D
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Storefront
Locks & Hardware

 � Locks

 � Hardware & 
Lock Parts

 � Pivots

 � overhead closers 
(see closer section)

Storefront
Swingbolt / hookbolt or 
deadlatch locks and hardware 
for all your storefront needs.

aPV-8

aPV-10 
(rH shown)

ADL118 
shown with 
cylinder and 

AL1 lever

aDB118 aL aHB118 aL

aDL118 aL

aHS 1 of 2 signs
other sign states: 

tHIS Door to reMaIn UnLockeD 
DUrInG BUSIneSS HoUrS

aDLS-SS1H

aeXIn-DU

aDLS-LS2H

aeXIn-aL

aL1-aL

aP1 aL

aP2-DU

acD

aHDB-DD atDB aHDB118 aFB-aL

aMcrS-95

aDB, aHB, and aDL locks each come with 
four different faceplates.

aP1rS
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Storefront
Locks & Hardware

Storefront Locks

Storefront Hardware & Lock Parts

anX# Part# Description Backset Finish
cS103072 aDB2P * two Point Header/treshold Deadbolt US26D

cS418625 aDB118 aL/DU Swingbolt - 4 Faceplates, Flat/radiused 1-1/8" 628/313

cS357030 aDB118 aL/DU/Bk Swingbolt - 6 Faceplates, Flat/radiused 1-1/8" 628/313/622

cS418626 aDB3132 aL/DU Swingbolt - 4 Faceplates, Flat/radiused 31/32" 628/313

cS357822 aDB3132 aL/DU/Bk Swingbolt - 6 Faceplates, Flat/radiused 31/32" 628/313/622

cS418639 aDL118 aL/DU Deadlatch - 4 Faceplates, Flat/radiused 1-1/8" 628/313

cS359248 aDL118 aL/DU/Bk Deadlatch - 6 Faceplates, Flat/radiused 1-1/8" 628/313/622

cS418643 aDL3132 aL/DU Deadlatch - 4 Faceplates, Flat/radiused 31/32" 628/313

cS359689 aDL3132 aL/DU/Bk Deadlatch - 6 Faceplates, Flat/radiused 31/32" 628/313/622

cS418619 aHB118 aL/DU Hookbolt - 4 Faceplates, Flat/radiused 1-1/8" 628/313

cS361136 aHB118 aL/DU/Bk Hookbolt - 6 Faceplates, Flat/radiused 1-1/8" 628/313/622

cS418624 aHB3132 aL/DU Hookbolt - 4 Faceplates, Flat/radiused 31/32" 628/313

cS363090 aHB3132 aL/DU/Bk Hookbolt - 6 Faceplates, Flat/radiused 31/32" 628/313/622

Storefront Hardware - Pivots

anX# Part# Description Finish
cS103108 aPV-8 DU offset Pivot 628

cS103107 aPV-8 aL offset Pivot 313

cS367011 aPV-8 BLack                    offset Pivot 622

cS103113 aPV-10 rH DU 3/4" offset Pivot - Lefthand 628

cS103112 aPV-10 rH aL 3/4" offset Pivot - Lefthand 313

cS367000 aPV-10 rH BLack                 3/4" offset Pivot - righthand 622

cS103111 aPV-10 LH DU 3/4" offset Pivot - righthand 628

cS103110 aPV-10 LH aL 3/4" offset Pivot - righthand 313

cS365051 aPV-10 LH BLack                  3/4" offset Pivot - Lefthand 622

cS109680 36/3700-Ge Bottom Pivot Set  F/ oHc closers 

*SPECIAL ORDER ONLY - MIN. 100 PCS

aDL118 aL

acD

aP1

aP2

aPV-8

anX# Part# Description Finish
cS479614 acD cam Disc Plug f/ Paddle & Lever 

cS101794 aDLS-LS2H Deadlatch Strike - Long, 2-hole US32D

cS101795 aDLS-SS1H Deadlatch Strike - Short, 1-hole US32D

cS428843 aeXIn-aL Lock/Unlock Indicator 628

cS428844 aeXIn-DU Lock/Unlock Indicator 313

cS360209 aeXIn-BLack Lock/Unlock indicator 622

cS428846 aFB14-aL Flushbolt - 1/4" Backset, ctc-5-7/32" 628

cS428851 aFB14-DU Flushbolt - 1/4" Backset, ctc-5-7/32" 313

cS360216 aFB14-BLack Flushbolt - 1/4" Backset. ctc 5-7/32" 622

cS428852 aFB18-aL Flushbolt - 1/8" Backset, ctc-5-7/32" 628

cS428853 aFB18-DU Flushbolt - 1/8" Backset, ctc-5-7/32" 313

cS360223 aFB18-BLack Flushbolt - 1/8" Backset. ctc 5-7/32" 622

cS101792 aHDB118 Header Bolt - active Door 

cS101791 aHDB-DD Header Bolt - Inactive Door 

cS448071 aHS 2 Signs: "tHIS Door to reMaIn UnLockeD WHen tHe BUILDInG IS occUPIeD” and 
“tHIS Door to reMaIn UnLockeD DUrInG BUSIneSS HoUrS" 

cS418584 aL1-aL Lever - rH/LH 628

cS418588 aL1-DU Lever - rH/LH 313

cS364683 aL1-BLack Lever - rH/LH 622

cS104890 aMcrS-95 cylinder Set Screw 

cS418602 aP1-aL Paddle Push/Pull 628

cS418605 aP1-DU Paddle Push/Pull 313

cS364816 aP1-BLack Paddle Push/Pull 622

cS134431 aP2-aL ergonomic Paddle Push/Pull 628

cS134438 aP2-DU ergonomic Paddle Push/Pull 313

cS365020 aP2-BLack ergonomic Paddle Push/Pull 622

cS105067 aP1rS Paddle return Spring kit 

cS101793 atDB  threshold Bolt 
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SPECIFICATIONS:
Handed non-handed
Hung center hung  / offset
Included closer Body with mounting brackets; Side load arm and pivot set also included (except Pt 

model in which a 7/8” end load arm and pivot set are included)
Material cast iron body, hardened steel internal springs, closer fluid non-gumming and non-freezing
Spring Power Medium - Size 3 (c3600), adjustable - Size 1-4 (cX3700)
Warranty 10-year warranty 

Overhead Concealed C3600 / 
CX3700 Series Door Closers
Heavy-Duty concealed overhead door 
closer for easy drop in replacements 
into existing storefronts.

3600/3700 Series
Door closers

C3600 Fixed Power Overhead Concealed Closers - Size 3

CX3700 Adjustable Power Overhead Concealed Closers - Size 1-4

Overhead Concealed Door Closer Parts 

anX# Part# Description Back Stop Hold open
cS109061 c3600-oH-105-Ho BoDY onLY Body only/no Hardware 105° Yes

cS421968 c3600-oH-105-Ho-S Incl. Mounting Hardware & Side Load arm 105° Yes

cS109062 c3600-oH-105-nHo BoDY onLY Body only/no Hardware 105° no

cS421969 c3600-oH-105-nHo-S Incl. Mounting Hardware & Side Load arm 105° no

cS428907 c3600-oH-90-Ho-S Incl. Mounting Hardware & Side Load arm 90° Yes

cS428908 c3600-oH-90-nHo-S Incl. Mounting Hardware & Side Load arm 90° no

anX# Part# Description Back Stop Hold open
cS125532 cX3700-oH-105-Ho BoDY onLY Body only/no Hardware 105° Yes

cS125535 cX3700-oH-105-Ho-S Incl. Mounting Hardware & Side Load arm 105° Yes

cS125536 cX3700-oH-105-nHo BoDY onLY Body only/no Hardware 105° no

cS125537 cX3700-oH-105-nHo-Pt Incl. Mounting Hardware & end Load arm 105° no

cS125538 cX3700-oH-105-nHo-S Incl. Mounting Hardware & Side Load arm 105° no

cS125539 cX3700-oH-90-Ho-S Incl. Mounting Hardware & Side Load arm 90° Yes

cS125548 cX3700-oH-90-nHo-S Incl. Mounting Hardware & Side Load arm 90° no

anX# Part# Description
cS109679 36/3700-DP Bottom Pivot Set - Dual Purpose 

cS109681 36/3700-FS anchor Set/ closer Mounting 
Bracket Set 

cS109680 36/3700-Ge threshold Mount Bottom Pivot Set 

cS502241 36/3700-JoXaL-9/16 offset arm - 9/16" top rail Depth 
- 628 

cS502242 36/3700-JoXDU-9/16 offset arm - 9/16" top rail Depth 
- 313 

anX# Part# Description
cS502246 36/3700-VoXaL-7/8 offset arm - 7/8" top rail Depth - 628 

cS502249 36/3700-VoXDU-7/8 offset arm - 7/8" top rail Depth - 313 

cS502239 36/3700-k-5/8 "k" type end Loading arm - 5/8" top 
rail Depth  

cS502240 36/3700-Pt-7/8 "Pt" type end Loading arm - 7/8" top 
rail Depth 

cS502238 36/3700-a-1 "a" type end Loading arm - 1" top 
rail Depth 

cS502236 36/3700-S Side Load arm 

36/3700 JoX-
aL-9/16”

36/3700 VoX-
aL-7/8”
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SPECIFICATIONS:
certifications UL/UL10c Listed, Meets Grade 1 Standards
Finishes aluminum (689), Duronodic (695), Flat Black (622)
Sizing adjustable Sizing 1 to 6 - aDa compliant (sized to 1)
adjustments Sweep, Latch, Back check and Power
Mounting regular, top Jamb and Parallel arm Mount
Body cast aluminum
Fasteners Wood Screws, Self tapping Screws and Sex nuts & Bolts
Warranty Lifetime Mechanical Warranty 

CX5000 Series Surface 
Door Closers
Standard duty commercial surface door 
closer designed for moderate traffic 
applications on interior or exterior doors. 

CX5000 Series
Door closers

CX5000 Series Surface Closers - Standard Duty

CX5000 Parts

anX# Part# Description Finish
cS124908 cX5016 689 tri-Pack Mounting, adjustable 1-6 aluminum  

cS124910 cX5016 695 tri-Pack Mounting, adjustable 1-6 Dark Bronze

cS370613 cX5016 622 tri-Pack Mounting, adjustable 1-6 Flat Black

anX# Part# Description Finish
cS124962 cX5000/cX7000-FH 689 Friction Hold open arm aluminum  

cS124965 cX5000/cX7000-FH 695 Friction Hold open arm Dark Bronze

cS370611 cX5000/cX7000-FH 622 Friction Hold open arm Flat Black

cS124967 cX5000-arM 689 regular arm aluminum  

cS124968 cX5000-arM 695 regular arm Dark Bronze

cS124952 cX5000-c 689 Slim cover aluminum  

cS124954 cX5000-c 695 Slim cover Dark Bronze

cS124960 cX5000-DP 3in1 689 Drop Plate (reG, tJ and Pa) aluminum  

cS124961 cX5000-DP 3in1 695 Drop Plate (reG, tJ and Pa) Dark Bronze

cS370612 cX5000-DP 3in1 622 Drop Plate (reG, tJ, and Pa) Flat Black

cS124950 cX5000-SP 689 Screw Pack aluminum  

cS124951 cX5000-SP 695 Screw Pack Dark Bronze

cS134410 cX5000-StS 689 Self-tapping Screws aluminum

cS134414 cX5000-StS 695 Self-tapping Screws Dark Bronze

cX5000/cX7000-FH 689 cX5000-DP 3in1 689
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SPECIFICATIONS:
certifications anSI/BHMa a156.4 Grade 1, UL/UL10c and UL228 Listed
Finishes aluminum (689), Duronodic (695), Flat Black (622)
Sizing adjustable Sizing 1 to 6 - aDa compliant (sized to 1)
adjustments Sweep, Latch, Back check and Power
Mounting regular, top Jamb and Parallel arm Mount
Body cast aluminum
Fasteners Wood Screws, Self tapping Screws and Sex nuts & Bolts
Warranty Lifetime Mechanical Warranty 

CX7000 Series Surface 
Door Closers
Heavy duty commercial surface 
door closer designed for high traffic 
applications on interior or exterior doors. 

CX7000 Series
Door closers

CX7000 Series Surface Door Closer Parts

anX# Part# Description Finish
cS124962 cX5000/cX7000-FH 689 Friction Hold open arm aluminum  

cS124965 cX5000/cX7000-FH 695 Friction Hold open arm Dark Bronze

cS370611 cX5000/cX7000-FH 622 Friction Hold open arm Flat Black

cS124996 cX7000-arM 689 regular arm aluminum  

cS124999 cX7000-arM 695 regular arm Dark Bronze

cS124976 cX7000-DP 689 Drop Plate - regular and top Jamb  aluminum  

cS124979 cX7000-DP 695 Drop Plate - regular and top Jamb Dark Bronze

cS370626 cX7000-DP 622 Drop Plate - regular and top Jamb Flat Black

cS124985 cX7000-DP-Pa 689 Drop Plate - Parallel arm aluminum  

cS124986 cX7000-DP-Pa 695 Drop Plate - Parallel arm Dark Bronze

cS372110 cX7000-DP-Pa 622 Drop Plate - Parallel arm Flat Black

cS126180 cX7000-SP 689 Screw Pack aluminum  

cS126181 cX7000-SP 695 Screw Pack Dark Bronze

cS125006 cX7300-c 689 Slim cover aluminum  

cS125014 cX7300-c 695 Slim cover Dark Bronze

cS125016 cX7500-c 689 Full cover aluminum  

cS125019 cX7500-c 695 Full cover Dark Bronze

CX7300 Series - Slim Cover - Heavy Duty

CX7500 Series -  Full Cover - Heavy Duty

anX# Part# Description Finish
cS124920 cX7316 689 tri-Pack Mounting, adjustable 1-6, Slim cover aluminum  

cS124921 cX7316 695 tri-Pack Mounting, adjustable 1-6, Slim cover Dark Bronze

cS372156 cX7316 622 tri-Pack Mounting, adjustable 1-6, Slim cover Flat Black

anX# Part# Description Finish
cS124923 cX7516 689 tri-Pack Mounting, adjustable 1-6, Full cover aluminum  

cS124942 cX7516 695 tri-Pack Mounting, adjustable 1-6, Full cover Dark Bronze

cS372606 cX7516 622 tri-Pack Mounting, adjustable 1-6, Full cover Flat Black

cX5000/cX7000-FH 689
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SPECIFICATIONS:
certifications anSI/BHMa a156.4 Grade 1, anSI a117.1 aDa ~ UL/UL10c and UL228 Listed
Finishes aluminum (689), Duronodic (695), Flat Black (622)
Sizing adjustable Sizing 1 to 6 - aDa compliant (sized to 1)
adjustments Sweep, Latch, Back check, Power and Delay action - all adjustments on closer Face
Mounting regular, top Jamb and Parallel arm Mount
Body cast Iron - 1 Piece construction
Fasteners Self tapping Screws and Sex nuts & Bolts
Warranty Lifetime Mechanical Warranty 

CX9000 Series Surface  Door Closers
Super heavy duty commercial surface 
door closer designed for heavy traffic 
applications on interior or exterior doors. 

CX9000 Series
Door closers

CX9000 Series Surface Door Closer Parts

anX# Part# Description Finish
cS125060 cX9000-arM 689 regular arm aluminum  

cS125061 cX9000-arM 695 regular arm Dark Bronze

cS125053 cX9000-FH 689 Friction Hold open arm aluminum  

cS125055 cX9000-FH 695 Friction Hold open arm Dark Bronze

cS372624 cX9000-FH 622 Friction Hold open arm Flat Black

cS125056 cX9000-MH 689 Mechanical Hold open arm aluminum  

cS125057 cX9000-MH 695 Mechanical Hold open arm Dark Bronze

cS125058 cX9000-cS 689 cush Stop arm aluminum  

cS125059 cX9000-cS 695 cush Stop arm Dark Bronze

cS125036 cX9000-DP 689 Drop Plate - regular aluminum  

cS125045 cX9000-DP 695 Drop Plate - regular Dark Bronze

cS372610 cX9000-DP 622 Drop Plate - regular Flat Black

cS125048 cX9000-DP Pa 689 Drop Plate - Parallel arm aluminum  

cS125052 cX9000-DP Pa 695 Drop Plate - Parallel arm Dark Bronze

cS372614 cX9000-DP Pa 622 Drop Plate -  Parallel arm Flat Black

cS126147 cX9000-DP tJ 689 Drop Plate - top Jamb  aluminum  

cS126148 cX9000-DP tJ 695 Drop Plate - top Jamb  Dark Bronze

cS372618 cX9000-DP tJ 622 Drop Plate - top Jamb Flat Black

cS125028 cX9000-c 689 Full cover aluminum  

cS125032 cX9000-c 695 Full cover Dark Bronze

cS125064 cX9000-SP 689  Screw Pack aluminum  

cS125065 cX9000-SP 695 Screw Pack Dark Bronze

cS126460 cX9000-SBS 689  Sex nuts and Bolts - only aluminum  

cS126461 cX9000-SBS 695 Sex nuts and Bolts - only Dark Bronze

cS163907 cX9000-DPS20 689 Short Drop Plate Screws aluminum

cS163964 cX9000-DPS20 695 Short Drop Plate Screws Dark Bronze

cS147002 cX9000-Pa Bracket 689 Parallel arm Bracket aluminum

cS147131 cX9000-Pa Bracket 695 Parallel arm Bracket Dark Bronze

CX9000 Series Surface Closers - Super Heavy Duty

anX# Part# Description Finish
cS124945 cX9016 689  tri-Pack Mounting, adjustable 1-6, Full cover aluminum  

cS124946 cX9016 695  tri-Pack Mounting, adjustable 1-6, Full cover Dark Bronze

cS372656 cX9016 622 tri-Pack Mounting, adjustable 1-6, Full cover Flat Black

cX9000-FH 689
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5/16” Shackles Commercial
Padlocks

Padlocks
Brass Body Rekeyable - Door Cyl. Padlocks - 5/16” Dia. Shackle

anX# Part# keyway Shackle 
Length

cS121134 PL451B10S rk LeSS cYL kr/nkr no cylinder 1"

cS121137 PL451B10S rk kW oBIt kr/nkr kwikset 1"

cS121141 PL451B10S rk Sc oBIt kr/nkr Schl-c 1"

cS121145 PL451B10S rk SX oBIt kr/nkr Schl-c-k 1"

PL451/PL452/PL453 - 5/16” Replacement Shackles

anX# Part# Shackle Length
cS121207 SH-PL451/PL452/PL453-7S  3/4" 

cS121208 SH-PL451/PL452/PL453-10S 1" 

cS121210 SH-PL451/PL452/PL453-15S  1-1/2" 

cS121221 SH-PL451/PL452/PL453-20S 2" 

cS121222 SH-PL451/PL452/PL453-30S  3" 

cS121225 SH-PL451/PL452/PL453-40S  4" 

cS131567 SH-PL451/PL452/PL453-60S 6"

PL451/PL452B/PL453 - 5/16” Parts

anX# Part# Desc.

cS129335 PL451 - cyl. rotation Limiter cylinder rotation Limiter

cS129433 PL451-DVr-MeD Driver for Medeco 20200S1 cyl.

cS126911 PL451 - cylinder Bible cover cylinder  retainer Housing

cS126913 PL451 - cyl. Bible cover Screw Housing Fixing Screw

cS126915 PL451 - cylinder Driver cylinder cam connector

cS218651 PL451/52/53 - krSS-10 key retaining Set Screw - 10 Pack

Brass & Brass/Chrome Body SFIC Padlocks - 5/16” Dia. Shackle

anX# Part# keyway Shackle 
Length

cS121176 PL453B10S SFIc (Brass Body) SFIc 6pin or 
7pin 

1"

cS121177 PL453B20S SFIc (Brass Body) SFIc 6pin or 
7pin 

2"

cS121181 PL453Bc10S SFIc (Brass/chrome) SFIc 6pin or 
7pin 

1"

Brass Body LFIC Padlocks - 5/16” Dia. Shackle

anX# Part# keyway Shackle 
Length

cS114043 PL452B15S LFIc Schlage LFIc 1-1/2"

cS322173 PL454B10S corBIn LFIc corbin LFIc 1"

cS322174 PL455B10S SarGent LFIc Sargent LFIc 1"

QUICK CHANGE SHACKLE
replacement shackles are easily switched 
out without disassebling the padlock

NO 
SPECIAL 
TOOLS 

REQUIRED
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SFIC & LFIC
Padlocks

Padlocks Padlocks Parts
Brass/Chrome Body SFIC Padlocks - 1/4” Dia. Shackle PL353 - 1/4” Replacement Shackles

anX# Part# cylinder Prep Shackle Length
cS121178 PL353Bc15S SFIc SFIc 6pin or 7pin 1-1/2"

anX# Part# Shackle 
Length

cS121199 SH-PL353-7S 3/4" 

cS121200 SH-PL353-10S 1" 

cS121201 SH-PL353-15S 1-1/2" 

cS121202 SH-PL353-20S 2" 

cS121203 SH-PL353-30S 3" 

cS121204 SH-PL353-40S 4" 

Steel Body SFIC Padlocks - 5/16” Dia. Shackle

anX# Part# cylinder Prep Shackle Length
cS510101 PL452S10S SFIc SFIc 6pin or 7pin 1"

cS510102 PL452S20S SFIc SFIc 6pin or 7pin 2"

Brass & Brass/Chrome Body SFIC Padlocks - 5/16” Dia. Shackle

anX# Part# cylinder Prep Shackle Length
cS121176 PL453B10S SFIc SFIc 6pin or 7pin 1"

cS121177 PL453B20S SFIc SFIc 6pin or 7pin 2"

cS121181 PL453Bc10S SFIc SFIc 6pin or 7pin 1"

PL451/PL452/PL453 - 5/16” 
Replacement Shackles & Parts

anX# Part# Shackle 
Length

cS121207 SH-PL451/PL452/
PL453-7S  

3/4" 

cS121208 SH-PL451/PL452/
PL453-10S 

1" 

cS121210 SH-PL451/PL452/
PL453-15S  

1-1/2" 

cS121221 SH-PL451/PL452/
PL453-20S 

2" 

cS121222 SH-PL451/PL452/
PL453-30S  

3" 

cS121225 SH-PL451/PL452/
PL453-40S  

4" 

cS131567 SH-PL451/PL452/
PL453-60S

6"

PL553 - 3/8” Replacement Shackles

anX# Part# Shackle 
Length

cS121227 SH-PL553-7S 3/4" 

cS121228 SH-PL553-10S 1" 

cS121231 SH-PL553-15S 1-1/2" 

cS121233 SH-PL553-20S 2" 

cS121234 SH-PL553-30S 3" 

cS121236 SH-PL553-40S 4" 

Brass/Chrome Body SFIC Padlocks - 3/8” Dia. Shackle

anX# Part# cylinder Prep
cS121190 PL553Bc15S SFIc SFIc 6pin or 7pin 

PL353Bc15S SFIc

PL452S20S SFIc

PL553Bc15S SFIc

Brass Body LFIC Padlocks - 5/16” Dia. Shackle

anX# Part# keyway Shackle Length
cS114043 PL452B15S LFIc Schlage LFIc 1-1/2"

cS322173 PL454B10S corBIn LFIc corbin LFIc 1"

cS322174 PL455B10S SarGent LFIc Sargent LFIc 1"

PL453B10S SFIc
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Steel Body Rekeyable
Padlocks

Padlocks

Rekeyable - Steel - Round Body Padlocks - 7/16” Dia. Shackle

Rekeyable - Steel Padlocks - 5/16” Dia. Shackle - Special Order Only

Hidden Shackle (Hockey Puck) Padlocks & Hasps

Hidden Shackle Door Cylinder Padlocks

PL452S/PL456/PL635/PL730 Padlock Parts

anX# Part# keying Shackle 
Length

cS510118 PL635S10S a5/6 ka Ga53282 keyed alike - Ga53282 1"

cS510127 PL635S20S a5/6 ka Ga53282 keyed alike - Ga53282 2"

anX# Part# keying Shackle 
Length

cS510104 PL456S10S a5/6 ka Ga22286 keyed alike - Ga22286 1"

cS510105 PL456S10S a5/6 ka Ga36253 keyed alike - Ga36253 1"

cS121194 PL456S10S a5/6 kD keyed Different 1"

cS510108 PL456S20S a5/6 ka Ga36253 keyed alike - Ga36253 2"

cS510109 PL456S20S a5/6 ka Ga53254 keyed alike - Ga53254 2"

anX# Part# keying
cS510143 PL730 a6 ka GX00001 keyed alike - GX00001 

cS510173 PL730 a6 ka GX13033 keyed alike - GX13033 

cS121198 PL730 a6 kD keyed Different 

cS510182 PL730 HaSP Hasp f/ PL730 Padlock 

anX# Part# keying
cS128031 PL740 Sc 0-BIt Schlage c keyway - 6-pin

cS131965 aD-2-a 10Pk Disc f/assa cyl

cS136835 PL750 SFIc Wo SFIc 6/7-Pin

anX# Part# Description
cS511035 PL cYL a5 PLUG retaIn cLIP Plug retaining clip f/ 

a5/6 cyl. 

cS511036 PL cYL a5/6 0B a5/6 Padlock cylinder 
- 0-Bit 

cS511037 PL cYL a5/6 ka Ga42537 a5/6 Padlock cylinder - 
keyed alike 

cS511044 PL452S caM & tP cam and tailpiece 

cS511045 PL452S LIMIt PLate ScreW rotation Limit Plate 
Screw 

cS511050 PL452S/456S SHackLe ret ScrW Shackle retaining Screw 

cS511051 PL452S/456S SHackLe SPrInG Shackle Spring 

cS511052 PL456S cYL retaIn coV PLt cylinder armor Plate 

cS511053 PL456S cYL retaIn PLt ScrW armor Plate Screw 

cS511054 PL456S cYL retaIn Sec nUt armor Plate Sex Bolt 

cS511056 PL635 cYL retaIn coVer PLate cylinder armor Plate 

cS511057 PL635 MoLY SHackLe onLY 2 2" replacement Shackle 

cS511058 PL635 SHackLe retaIn ScreW Shackle retaining Screw 

cS511059 PL635 SHackLe SPrInG Shackle Spring 

cS511060 PL730 cYL a6 ka GX00002 PL730 cylinder - ka

cS511061 PL730 cYL retaIn ScreW cylinder retaining Screw 

cS511062 PL730 PLUG ret ScreW Plug retaining Screw 

Padlocks Parts

PL730 PL730 HaSP

PL635S20SPL635S10S

PL456S20S

PL740 Sc 0-BIt

*PL456 SERIES: SPECIAL ORDER ONLY MOQ 504
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Non-Rekeyable and Combo
Padlocks

Padlocks
Discus Padlocks - 2-3/4” Dia.  3/8” Dia Shackle

anX# Part# keying
cS121151 PL701SS ka-F005 keyed alike - F005 

cS121150 PL701SS ka-F007 keyed alike - F007 

cS121146 PL701SS kD keyed Different 

Resettable Combo - Brass Padlocks - 5/16” Dia. Shackle

Laminated Steel Padlocks - 9/32” Dia. Shackle

Non-Rekeyable - Brass Padlocks

anX# Part# Shackle Length
cS121191 PL510PB10S 4 Wheel -  10,000 combinations 1-1/8"

cS121193 PL510PB20S 4 Wheel -  10,000 combinations 2-3/16"

anX# Part# keying Shackle Length
cS121163 PL43LP10S ka-M143801 keyed alike - M143801 1"

cS121165 PL43LP10S ka-M143802 keyed alike - M143802 1"

cS121162 PL43LP10S kD keyed Different 1"

cS121174 PL43LP20S ka-M143801 keyed alike - M143801 1-1/2"

cS121175 PL43LP20S ka-M143802 keyed alike - M143802 1-1/2"

cS121170 PL43LP20S kD keyed Different 1-1/2"

anX# Part# keying Body Width Shackle Size
cS121103 PL201 ka-M351 keyed alike - M351 7/8" 1/8" x 7/16"

cS121104 PL201 ka-M352 keyed alike - M352 7/8" 1/8" x 7/16"

cS121102 PL201 kD keyed Different 7/8" 1/8" x 7/16"

cS121111 PL301 ka-M41161 keyed alike - M41161 1-1/8" 3/16" x 3/4"

cS121116 PL301 ka-M41162 keyed alike - M41162 1-1/8" 3/16" x 3/4"

cS121106 PL301 kD keyed Different 1-1/8" 3/16" x 3/4"

cS121125 PL401 ka-M57551 keyed alike - M57551 1-1/2" 1/4" x 7/8"

cS121124 PL401 ka-M57614 keyed alike - M57614 1-1/2" 1/4" x 7/8"

cS121123 PL401 kD keyed Different 1-1/2" 1/4" x 7/8"
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Tools & Supplies

Tools and Supplies

anX# Part# Description
cS113760 c-nUtWrencH nut Wrench for c Series Friction Ho arms 

cS119434 cSS-100 cap Saver Strips -  100 Pack 

cS125528 PFt-500 .500 Plug Follower tool 

cS156096 2023 General Lock catalog 2023 Full Line catalog

cS120840 GL-MkS-B-a2-SFIc Masterkey Sys. Best a-2 SFIc 7-Pin 1Mk/256 ck 

cS120839 GL-MkS-ScHL-S Masterkey Sys. Schlage Std. 6-Pin 1Mk/256 ck 

cS100036 GLS 2 HoLe DISPLaY MoUnt 2 Hole Mount 2-3/4" B.S. Lever/DB 

cS123209 krt-1.5MM Padlock key retaining Set Screw tool 

cS484317 PL aLLen WrencH 1/16" Padlock key retaining Set Screw tool - no Handle 

cS511034 PL aLLen WrencH 2.5MM Padlock Shackle Set Screw tool - no Handle 

cS132783 LMDGLr GL restricted keyway Pin kit - Standard Format

Tools & Supplies
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